
SPECIFICATION: 
Ribbon Cable Pitch 0.635 mm
Pitch 1.27 mm
Gender of contacts Female
Rated current 1 A
Rated voltage 250 V
Housing material Glass fib e (GF)/Polybutylene terephthalate (PBT)

Contact coating Gold-plated
Test voltage 0.5 kV
Temperature range -40...+105 °C
Combustibility clas UL 94 V-0

IDC Ribbon Cable Socket

Contact material Phosphor Bronze

RND Part Nr. Number of Poles 
RND 205-00874 12
RND 205-00875 26

RND 205-00877 68
RND 205-00876 50

Dimension A
6.35mm
15.24mm

41.91mm
30.48mm

Dimension B
11.82mm
20.71mm

47.38mm
35.95mm
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