
Waterproof D-Sub Connectors

Product Range:

Specification 

Current Rating 5A
Contact Resistance 10mOhm max

Dielectric Withstanding Voltage 1000V for 1 min
Operating Temperature -55°C to 105°C
Degree of Protection IP67
Shell Steel, Tin Finish

Insulation Resistance 5GOhm min

Contact Material Copper Alloy, Gold Flash
Gender Socket

Insulator Material PBT, UL94V-0

Connector Size

RND 205-01025 DE-9

RND 205-01027 DB-25
RND 205-01028 DC-37

RND 205-01026 DA-15

Dimension A

39.5 mm

64.5 mm
77.8 mm

48 mm

Dimension B

25 mm

47.05 mm
63.5 mm

33.3 mm

Dimension C

14.6 mm

36.6 mm
53.3 mm

23.2 mm

O-Ring Material Silicone
Epoxy Sealant Epoxy
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