Female Headers

5.08mm pitch

SPECIFICATION:
Material
Shrapnel

Clamp

Housing

Electrical

Standard

Rated Voltage

Rated Current

Wire Range

Contact Resistance
Insulation Resistance
Withstand Voltage

Mechanical
Temperature Range
Torque

Strip Length

Size
Pitch
Poles

Stainless Steel
Phosphor Bronze, Ni Plated
PA66, UL94V-0

IEC
300V 450V
12A 17.5A
28-14AWG 0.08-2.5mm?
20mQ
500MQ/DC500V
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-40°C~+105°C
0.5Nm(4.5Lb.in)
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