Breadboard

SPECIFICATIONS:

Pitch 2.54 mm

3 Terminal strips 1920 tie-point

5 Distribution strips 500 tie-point
Rated voltage/current 300V /3-5A
Insulation resistance 500 MQ / DC 500V
Withstand voltage AC 1000V /1 min
Wire range 28-20 AWG
Temp. range -25°C~ 80°C
Strip length 7-8 mm
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