Jumper Wires (65 pcs)

SPECIFICATIONS:

65 pcs of 22 AWG jumper wires
Clip: Brass

Cotton padding: PVC

Wire: Iron

Included:

Jumper wire, 100 mm (45 pcs)
Jumper wire, 150 mm (10 pcs)
Jumper wire, 200 mm (5 pcs)
Jumper wire, 250 mm (5 pcs)
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TOLERANCES EXCEPT AS NOTED

linear dimension fillet| chamfer | short anglesid | =| — [/ / L
over| over| over| over over over|overjover over| over| over
variable 6 |30 | 120 480 6 10 150 120 S5 130 1120
range |[to |to [to |to [to | all [to |to [to [to [to [to |allfto [to [to |to
6 30 1120] 480 6 10 150 [120 5 30 1120
tolerance] £0.1(£0.2|£0.3| £0.5|4£0.9|+0.2|£0.5] +1 | 1 | 30" | 20" [ 10" [0.5]0.025]0.060.12| 0.4
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