
Blanking Plugs
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I RND 425-00205 11.6 6 48 24 7.5 Rl/8 10 

I RND 425-00206 11.6 6 48 26 9.5 Rl /4 14 

I RND 425-00207 13.5 8 51 24.5 7.5 Rl /8 12 

I RND 425-00208 13.5 8 51 26.5 9.5 Rl/4 14 

I RND 425-00209 13.5 8 51 27.5 10.5 R3/8 17 

I RND 425-00210 15.5 10 56.5 29 9.5 Rl /4 14 

I RND 425-00211 15.5 10 56.5 30 10.5 R3/8 17 

I RND 425-00212 15.5 10 56.5 33 13.5 Rl /2 21 

I RND 425-00213 17.8 12 61 30 9.5 Rl /4 17 

I RND 425-00214 17.8 12 61 31 10.5 R3/8 17 

I RND 425-00215 17.8 12 61 34 13.5 Rl /2 21 

Features
• The primary function of a blanking plug is to seal off or close an
opening in a system
• The choice of materials ensures that the blanking plug can withstand
the specific requirements of the system, including pressure, 
temperature, and chemical compatibility
• They often feature a simple and user-friendly design, such as a
threaded body that can be easily screwed into or out of a port

BSPT 
Tolerance
Working Temperature -100 ~  500 ° C
Maximum Pressure 3600 psi/ 25 MPa

Thread 
+/-0.01-0.05 mm

Air , Steam , Water Medium
Brass
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Material

gamondi.howard
Rectangle


	Blank Page



