
RND is a trademark of Distrelec

• Thin-wall tubing
• Produced by Polyolefin
• Shrink ratio: 3:1
• Halogen-Free
• Semi flexible
• Excellent and all round durable shrink tubing that can be

used for electrical insulation, annotation, protection and
much more

Thin Wall Heat-
Shrink Tubing
Features

Cross-Linked Polyolefin
3:1

Service Temperature Range -55 ... 125 °C
Colour Black
Dielectric Strength >20 kV

Specification
Material
Shrink Ratio 
Shrink Temperature 120 °C

Product Range

Type
As supplied: 

inside diameter in mm 
(min.)

After recovery: inside 
diameter in mm (max.)

After recovery: 
wall thickness in mm 

(min.)
Length (meter)

RND 465-01264 3.0 1.0 1.0 1.2

RND 465-01265 6.0 2.0 1.0 1.2

RND 465-01266 9.0 3.0 1.4 1.2

RND 465-01267 12.0 4.0 1.6 1.2

RND 465-01268 19.0 6.0 2.15 1.2
RND 465-01269 24.0 8.0 2.4 1.2

RND 465-01270 40.0 13.0 2.4 1.2
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