
SPECIFICATION:
Releasable No
Halogen-free No
Material Polyamide 6.6
Max. temperature +85 °C
Min. Temperature -40 °C

Cable Ties
Non-releasable

PRODUCT RANGE:
Art. Nr. Length Width Colour Quantity Tensile strength Thickness
RND 475-00323 75 mm 2.4 mm natural 100 78 N 1 mm
RND 475-00324 75 mm 2.4 mm natural 1000 78 N 1 mm
RND 475-00327 100 mm 2.5 mm natural 100 78 N 1 mm
RND 475-00328 100 mm 2.5 mm natural 1000 78 N 1 mm
RND 475-00329 100 mm 2.5 mm blue 1000 78 N 1 mm
RND 475-00330 100 mm 2.5 mm green 1000 78 N 1 mm
RND 475-00331 100 mm 2.5 mm red 1000 78 N 1 mm
RND 475-00332 100 mm 2.5 mm yellow 1000 78 N 1 mm
RND 475-00336 142 mm 3.2 mm natural 100 176 N 1.5 mm
RND 475-00337 142 mm 3.2 mm natural 1000 176 N 1.5 mm
RND 475-00340 150 mm 3.6 mm natural 100 176 N 1.4 mm
RND 475-00341 150 mm 3.6 mm natural 1000 176 N 1.4 mm
RND 475-00344 190 mm 4.8 mm natural 100 215 N 1.5 mm
RND 475-00345 190 mm 4.8 mm natural 1000 215 N 1.5 mm
RND 475-00348 203 mm 4.6 mm natural 100 215 N 1.5 mm
RND 475-00349 203 mm 3.6 mm natural 100 78 N 1.4 mm
RND 475-00350 203 mm 3.6 mm natural 1000 78 N 1.4 mm
RND 475-00353 203 mm 4.6 mm natural 1000 215 N 1.5 mm
RND 475-00355 203 mm 2.5 mm natural 100 78 N 1.3 mm
RND 475-00356 203 mm 2.5 mm natural 1000 78 N 1.3 mm
RND 475-00360 300 mm 4.8 mm natural 100 215 N 1.5 mm
RND 475-00361 300 mm 4.8 mm green 100 215 N 1.5 mm
RND 475-00363 368 mm 4.8 mm natural 100 215 N 1.5 mm
RND 475-00365 380 mm 7.6 mm natural 100 539 N 1.8 mm
RND 475-00367 450 mm 8 mm natural 100 539 N 2 mm
RND 475-00368 450 mm 4.8 mm natural 100 215 N 1.5 mm
RND 475-00372 914 mm 4.8 mm natural 100 215 N 1.9 mm

Non-releasable cable ties
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