LED Head Torch

Features

e Works consecutive 2 hours
e Switch: Front - Press (4 modes)

¢ 5 modes: 100% White -> 20%white ->red -> Red flash(every 6 Seconds),
sensor mode

e Can be rotated to 360° and 180°
e Easily clipped to the hat or wrist

Specification

Light Source (1) White COB, 2 W
Light Source (2) Red COB

Power Source Li-Poly Rechargeable, 500 mAh, 3.7 V
Length 70 mm

Width 35 mm

Height 25 mm

Material ABS, PC

Finish Plastic Sprayed
Protection Rating IPx4

Luminous Flux max. (100%) 150 Im
Luminous Flux min. (20%) 50 Im

Light Life (100%) 25h

Light Life (20%) 4h

Illumination Range max. (100%) 18 m

Art. Nr.
RND 510-00006
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