
Quick Interchangeable Crimping Tool 
Coaxial Cable Installation Kit 

Art. Nr.

RND 550-00350

RND is a trademark of Distrelec

Specification

Length 8.7” (220 ± 3mm) 

Frame Finish Black Oxide, Hardened
Handle PP+TPR (Single Color)

Frame Material Carbon Steel

• 3A4

6.48 / 4.75 / 1.73 / 5.41 mm
Cable Type RG 58,59,62,174

Dimensions .255”/.187”/.068”/.213”

• 3C

6.50 / 8.10 / 1.73 / 5.41 mm
Cable Type RG 58,59,62,6

Dimensions .256”/.319”/.068”/.213”

• 3G

1.09 / 1.73 / 2.54 / 3.48 / 5.41 / 6.48 mm
Cable Type RG 58,59,62,174, Fiber Optic

Dimensions .043”/.068”/.100”/.137”/.213”/.255”

• 3J

1.07 / 1.73 / 1.98 / 3.25 / 3.84 / 4.52 mm
Cable Type RG 174,179,Belden 8218,Fiber Optic

Dimensions .042”/.068”/.078”/.128”/.151”/.178”

• 3K

2.54 / 3.25 /10.90 mm
Cable Type RG 8,11,174,179,213

Dimensions .100”/.128”/.429”

Die Set 

Features
• Universal crimping plier with diverse die sets
• Designed with quick-change device
• Lower crimp force ratchet designed with a built in safety release mechanism
• Angled head with streamline ergonomic handle design
• Material: black oxide finished and oil-hardened special steel 

Applications

• For Cable Type RG 58,59,62,6,8, 11,174,179, 213 Belden 8218 & Fiber 
Optic 
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