
Quick Interchangeable Crimping 
Tool Terminal Installation Kit

Art. Nr.

RND 550-00351

RND is a trademark of Distrelec

Specification

Length 8.7” (220 ± 3mm) 

Frame Finish Black Oxide, Hardened
Handle PP+TPR (Single Color)

Frame Material Carbon Steel

• 2C

Cable Type Non-insulated Terminal or
Open Barrel Terminal

Dimensions AWG 20-18 / 16-14 / 12-10
DIN 0.5-1 /1.5-2.5/ 4-6 mm2

• 2C3

Cable Type D-Sub Terminal

Dimensions AWG 24-30 / 18-22
DIN 0.25-0.05 / 1.0-0.35 mm2 

• 2E2

Cable Type Pin Insulated Terminal or 
Non-insulated Ferrules

Dimensions AWG 20 /18 /17/16/14/12/10/8/6
DIN   0.5/0.75/1.0/1.5/2.5/ 4  / 6 /10/16 mm2

• 2H

Cable Type Insulated Terminals

Dimensions AWG 20-18 / 16-14 / 12-10
DIN    0.5-1 /1.5-2.5/   4-6 mm2

• 2N

Cable Type Non-insulated Terminals

Dimensions AWG 18-16/14/12-10/8
JIS 0.9-1.4/2.0/3.5-5.5/8 mm2

DIN 0.75-1.5/2.5/4-6/10 mm2

Die Set 

Features
• Universal crimping plier with diverse die sets
• Designed with quick-change device
• Lower crimp force ratchet designed with a built in safety release mechanism
• Angled head with streamline ergonomic handle design
• Material: black oxide finished and oil-hardened special steel 

Applications

• DIN [mm²]: 0,25...16,0
• D-Sub Terminal, Open Barrel Terminal, Insulated Terminal, Non-Insulated 

Terminal, Non-Insulated Ferrules 


	Blank Page



