RJ45 8P8C, Right Angle PCB Mount

connect

SPECIFICATION:

Shielding Stainless steel

Housing material Plastic

Rated current 15A

Insulation resistance DC 500V 100MQ min
Contact resistance 60mQ max

Dielectric strength 1000 VAC 60 Hz/minute
Rated voltage 125 VAC

Durability 750 mating cycle min
Plating

Gold over nickel

Contact material Phosphore bronze

Art. Nr.
RND 765-00012
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