
ROCIA.FOCUS 
SPOT ON: PINPOINT ILLUMINATION 



Waldmann Lighting Company
9 Century Drive
Wheeling, Illinois 60090
www.waldmannlighting.com

Telephone (847) 520 1060
Fax (847) 520 1730
waldmann@waldmannlighting.com

65°

60

45 / ø 5.5

15
0°

15
0°

420

ø 79 28
0

70

10
2

225°

22
0°

360°

22
0°

305°

60

45 / ø 5.5

48

10
2

ø 79

225°

600

60

45 / ø 5.5

220° 225°

70ø 79 x 102

305°

ROCIA.focus 
VERSATILE LED MACHINE LIGHT

ROCIA.focus is Waldmann’s newest LED spot light,
constructed from rugged anodized aluminum and 
designed for the most volatile industrial environments. 
Specially designed optics and high-powered LEDs pro-
vide bright white, glare-free lighting of up to 30,000 lux 
with a 5000K color temperature, providing precise illumi-
nation to the machining area. In addition, ROCIA.focus 
boasts up to 90% in energy savings when compared to 
similar machine lights.

• 12-40V DC,12-28V AC, or 100-240V AC
• Triple high-power LED modules
• 60,000 hour maintenance-free operation
• Precision optics available in 10° or 40° beam spreads
• IP67 protection against water, oil, etc.
• 5000K color temperature
• High-resistance against heat, wear and corrosion
• Programmable for on/off or continuous dimming
• ETL/cETL approved

Version Wattage Voltage Beam Angle IP Rating Lumens Model Part #

Double arm 9.5 W 100-240 VAC, 50/60 Hz 10° IP65 600 RFD 600/850/D 113181000-00680172

Double arm 9.5 W 100-240 VAC, 50/60 Hz 40° IP65 600 RFD 600/850/D 113181000-00680185

Double arm 8.5 W 12-40 VDC/12-24 VAC 10° IP67 600 RFD 600/850/DS 113182000-00680110

Double arm 8.5 W 12-40 VDC/12-24 VAC 40° IP67 600 RFD 600/850/DS 113182000-00680208

Gooseneck arm 9.5 W 100-240 VAC, 50/60 Hz 10° IP65 600 RFF 600/850/D 113183000-00680254

Gooseneck arm 9.5 W 100-240 VAC, 50/60 Hz 40° IP65 600 RFF 600/850/D 113183000-00680258

Gooseneck arm 8.5 W 12-40 VDC/12-24 VAC 10° IP67 600 RFF 600/850/DS 113184000-00680272

Gooseneck arm 8.5 W 12-40 VDC/12-24 VAC 40° IP67 600 RFF 600/850/DS 113184000-00680285

Pivoting head 8.5 W 12-40 VDC/12-24 VAC 10° IP67 600 RFJ 600/850/S 113185000-00668613

Pivoting head 8.5 W 12-40 VDC/12-24 VAC 40° IP67 600 RFJ 600/850/S 113185000-00680293

Mounting Options Item Dimensions Part #

Table clamp 0" - 2.75" span 190007019-00014904

Table clamp 2.5" - 5.4" span 190033019-00014950

Wall mount 2.4" x 2.8" 300213018-00025178

Magnetic base 3.3" diameter 190057019-00015056

ORDERING INFORMATION 


