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RS PRO Cleanroom Dry Wipes 
RS Stock No.: 8295120, 8295124, 8295133, 

8295149       

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

• Laser sealed edge
ensures ultra low lint
and particle level

• Good absorbency and
wiping efficiency

• Resists abrasion
under rigorous use

• Available in various
sizes and packaging
configurations

• Solvent safe, double
bagged and vacuum
cleanroom packed

  Features 
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• The Heavy weight laser sealed edged Polyester wiper is a double knit 100%
continuous-filament polyester. All four edges are laser cut and sealed to
prevent particle and fibre release.

• ITEM 8295120 9x9 flat packed 100 per pack
• ITEM 8295124 12x12 Bulk Packed 150 per pack
• ITEM 8295133 9x9 Bulk Packed 150 per pack
• ITEM 8295149 7x7 200 per pack

 

APPLICATIONS 
• Suitable for class ISO4 –  ISO6 cleanrooms
• Cleaning of surfaces to control submicron particles, fibres, and
chemical residue

BASIS WEIGHT 140 gsm 
THICKNESS (MICROMETER) 0.48mm 
SORPTIVE CAPACITY 320m /m2 
RATE (DROP DISAPPEARANCE MTD.) 0.5 sec 
IPA EXTRACTANT 0.52 mg/g 
DIW EXTRACTANT 0.14 mg/g 
FTIR NO Silicon Oil, Amide an   DOP detected 
Chloride (Cl) 0.000174 mg/g 
Nitrates (NO3) 0.000019 mg/g 
Nitrite (NO2) 0.000025 mg/g 
Sulphate  (SO4) 0.000083 mg/g 
Sodium (Na) 0.000312 mg/g 
Potassium (K) 0.000227 mg/g 
Magnesium (Mg) 0.000049 mg/g 
Calcium  (Ca) 0.000021 mg/g 
LPC ( > 0.5 um) 6.5 x 106 particles/m2 
(IEST-RP-CC 004.3-orbital shake 
mtd) 
APC (Helmke Drum Test 
@10rpm); > 
0.5 um 

50 counts/pc./cfm -9”x9” 

General Specifications 

Product Description 
ATTRIBUTE 1


