(SECOMP)

Datenblatt - Fiche technique - Data sheet
12.03.3151

ROLINE HDMI Kupplung Buchse — Buchse,

ROLINE Adaptateur HDMI, HDMI F — HDMI F,

ROLINE HDMI Adapter, HDMI F — HDMI F,



Shielded: Copper Foil Tape Cover Premold and
360 degree Solder to connector shell
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Electrical Test: Pin ASSIgnment
1. 100%Test{Open, short ,miss wire) W Conn.1 Conn.2  Conn.1 Conn.2
2. Contact Resistance: 2 ohm max.
1 1 10 10
3. Insulation Resistance: 5M ohm min. LWeRE) > 2 2 1 11
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3 |First Cutside Molding:45P PVC Black 15 g Shell Shell
2 |Inside Molding:PE 3 g
1 |HDMI Female to HDMI Female PCBA, Shell Gold Plated 1 pcs
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