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EMC SEALING SYSTEM

RS ES seal, acid-proof stainless steel fittings

Roxtec RS EMC seals are round entry seals consisting of 
two halves with an adaptable center with removable layers. 
Compression is integrated in the seal. Allows installation around 
an existing cable or pipe. 

■ Electromagnetic shielding
■ Potential equalization
■ For one cable or one pipe
■ Sleeves are available 

Roxtec RS EMC seals

RS 100 ES AISI 316 wocRS 100 ES AISI 316

RATINGS                            A class, H class, water and gas-tight 

Seal
For cable/pipe Ø External dimensions Weight 

Art. No(mm) (in) ØxD (mm) ØxD (in) (kg) (lb)

WITH CORE

RS 25 ES AISI 316 0+3.6-12 0+0.142-0.472 25 x 40 0.984 x 1.575 0.04 0.093 ERS0100251121

RS 31 ES AISI 316 0+4-17 0+0.157-0.669 31 x 40 1.220 x 1.575 0.06 0.132 ERS0100311121

RS 43 ES AISI 316 0+4-23 0+0.157-0.906 43 x 78 1.693 x 3.071 0.2 0.529 ERS0100431121

RS 50 ES AISI 316 0+8-30 0+0.315-1.181 50 x 78 1.969 x 3.071 0.3 0.639 ERS0100501121

RS 68 ES AISI 316 0+26-48 0+1.024-1.890 68 x 78 2.677 x 3.071 0.5 1.102 ERS0100681121

RS 75 ES AISI 316 0+24-54 0+0.945-2.126 75 x 78 2.953 x 3.071 0.7 1.543 ERS0100751121

RS 100 ES AISI 316 0+48-70 0+1.890-2.756 100 x 83 3.937 x 3.268 1.0 2.205 ERS0101001121

RS 125 ES AISI 316 0+66-98 0+2.598-3.858 125 x 83 4.921 x 3.268 1.6 3.417 ERS0101251121

See information and measurements 
on page 71.

See sleeves on page 73.

Installation instructions are available 
on www.roxtec.com
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EMC SEALING SYSTEM

RS ES seal, acid-proof stainless steel fittings

Seal
For cable/pipe Ø External dimensions Weight 

Art. No(mm) (in) ØxD (mm) ØxD (in) (kg) (lb)

WITHOUT CORE

RS 100 ES AISI 316 woc 48-70 1.890-2.756 100 x 83 3.937 x 3.268 0.8 1.874 ERS0001001121

RS 125 ES AISI 316 woc 66-98 2.598-3.858 125 x 83 4.921 x 3.268 1.2 2.756 ERS0001251121

RS 150 ES AISI 316 woc 93-119 3.661-4.685 150 x 85 5.906 x 3.346 1.6 3.417 ERS0001501121

RS 100 PE AISI 316

RS PE seal, acid-proof stainless steel fittings

RATINGS                           A class, H class, water and gas-tight 

Seal
For cable/pipe Ø External dimensions Weight 

Art. No(mm) (in) ØxD (mm) ØxD (in) (kg) (lb)

WITH CORE

RS 25 PE AISI 316 0+3.6-12 0+0.142-0.472 25 x 40 0.984 x 1.575 0.04 0.093 PRS0100251121

RS 31 PE AISI 316 0+4-17 0+0.157-0.669 31 x 40 1.220 x 1.575 0.06 0.132 PRS0100311121

RS 43 PE AISI 316 0+4-23 0+0.157-0.906 43 x 78 1.693 x 3.071 0.2 0.529 PRS0100431121

RS 50 PE AISI 316 0+8-30 0+0.315-1.181 50 x 78 1.969 x 3.071 0.3 0.639 PRS0100501121

RS 68 PE AISI 316 0+26-48 0+1.024-1.890 68 x 78 2.677 x 3.071 0.5 1.102 PRS0100681121

RS 75 PE AISI 316 0+24-54 0+0.945-2.126 75 x 78 2.953 x 3.071 0.7 1.543 PRS0100751121

RS 100 PE AISI 316 0+48-70 0+1.890-2.756 100 x 83 3.937 x 3.268 1.0 2.205 PRS0101001121

RS 125 PE AISI 316 0+66-98 0+2.598-3.858 125 x 83 4.921 x 3.268 1.6 3.417 PRS0101251121

WITHOUT CORE

RS 100 PE AISI 316 woc 48-70 1.890-2.756 100 x 83 3.937 x 3.268 0.8 1.874 PRS0001001121

RS 125 PE AISI 316 woc 66-98 2.598-3.858 125 x 83 4.921 x 3.268 1.2 2.756 PRS0001251121

RS 150 PE AISI 316 woc 93-119 3.661-4.685 150 x 85 5.906 x 3.346 1.6 3.417 PRS0001501121

RS 100 PE AISI 316 woc

See information and measurements 
on page 71.

See sleeves on page 73.

Installation instructions are available 
on www.roxtec.com




