
Max. operating speed 10000 rpm

Max. to rque 80 Ncm

Max. o ffset o f shafts axial ±0.3 mm

Max. o ffset o f shafts angular ±0.5°

Torsion spring stiffness 18 Nm/rad

Moment o f inertia 79 gcm²

Max. clamping torque 80 Ncm

Weight 25 g

Material Hub: Aluminium
Adapter: POM

ST27
Jointed coupling ST27

fo r encoder with shaft Ø 6  mm or 10 mm
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Encoder accessories
 Encoder accessories (PDF 139 KB)
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ST270606 Jo inted coupling: Ø d1 = 6  mm, Ø d2 = 6  mm

ST270610 Jo inted coupling: Ø d1 = 6  mm, Ø d2 = 10 mm

ST271010 Jo inted coupling: Ø d1 = 10 mm, Ø d2 = 10 mm

For further information please contact our local distributor. 
Here you find a list o f our distributors worldwide
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Wachendorff Automation GmbH & Co. KG - Industriestrasse 7 - D-65366 Geisenheim
wdg@wachendorff.de - Tel. +49 6722 996525 - Fax +49 6722 996570
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