
TECHNICAL DATASHEET

CABLEFIX
® 
ELECTRIC WIRE SUPPORT

PRODUCT CONSTRUCTION

PROFILE Rigid PVC + Flexible PVC

ADHESIVE Modified Acrylic Adhesive and Foam Carrier

FINISH

BLACK

BROWN

BEIGE

WHITE

SILVER GREY

DIMENSIONS & REFERENCES

mod. 2200

Channel Length [mm] Color Reference

5,5x5 1000 WHITE 2200-2

BROWN 2200-4

BEIGE 2200-6

mod. 2201

Channel Length [mm] Color Reference

8x7 1000 WHITE 2201-2

BLACK 2201-3

BROWN 2201-4

BEIGE 2201-6

SILVER 2201-7

mod. 2201

Channel Length [mm] Color Reference

10,5x10 1000 WHITE 2202-2

BROWN 2202-4

BEIGE 2202-6

SILVER 2202-7

FEATURES

Service Temperature: -5ºC ÷ 60ºC

Recomended for Indoor uses

Insulating and self-extinguishing material

A range of linking accessories are available for the different finishes

It meets EU Regulation of the use of Hazardous Substances (RoHS)

750 ºC Severity Degree acc. to UNE-EN-60695-2-1/2

Raw material V-0 acc. to UL94

Suitable in curved surfaces (R30cm MIN)

Cablefix self-adhesive support lengths provide an excellent appearance for easy attachment of 

electric cables. No tools required.


