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                       UNCOATED COPPER CLAD LAMINATE - QUALITY FR4 

 

 

 

SCANKEMI  Art. No. 110126 

Size 160 x 234 mm 

Copper Double sided Cu: 35µ / 35 µ 

Carrier / base FR4 (glass-reinforced epoxy laminate) 1.5 – 1.55 mm 

Packaging 1 pc packed in protective plastic bag. 

RoHS compliance Approved chemical and material requirement list:  Pass 

  

Peel strength 1.70 N/mm  (125 oC) 

Flammability According to UL94  V-0 

Surface resistivity 1.0 x 106  MOhm 

Dielectric Constant Etched @ 1 MHz:  4.65 

Loss tangent Etched @ 1 MHz:  0.017 

Thermal stress Float 288 oC:  180 sec 

  

 

 


