
TUTTE LE SERIE PRESENTI NEL CATALOGO POSSONO ESSERE FORNITE IN VERSIONE LED฀s฀ALL SERIES SHOWN IN THE CATALOGUE CAN BE SUPPLIED IN LED VERSION
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Tensione di 

funzionamento
  Incandescenza: 

6/12/24 V
 
 Neon e fluorescenza: 

110/250/400 V

Corpo e lente In policarbonato  

Terminali TB/09/SA Cavetti PVC, sezione 0,50 

mm2, lunghezza filo 220 mm, 

spellatura 6 mm

TBF/09/SA Faston maschio 6,3x0,8 mm  

e 4,8x0,8 mm

Colore lente Incandescenza: 

rosso, arancio, 

trasparente, giallo-

verde, verde, blu

Neon: rosso, arancio,  

trasparente, giallo-verde

Fluorescenza: verde

Varie Cavetti con lunghezza richiesta - con terminali 

aggraffati - al silicone - con terminali ravvivati

Lente estraibile

Resistenza antiluminescenza
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Working 

voltage - VAC
  Incandescence: 

6/12/24 V
  
Neon and fluorescence: 

110/250/400 V

Body and lens: Polycarbonate

Wire ends TB/09/SA PVC sheath wire cross, section 

0,50 mm2, wires lenght 220 

mm, lenght of stripped wires 

end 6 mm

TBF/09/SA Male faston 6,3x0,8 mm  

and 4,8x0,8 mm

Lens colour Incandescence:  

red, orange, 

transparent, 

yellow-green (light 

green), green, blue

Neon: red, orange, transparent, 

yellow-green (light green)

Fluorescent: green

Variants Cables: lenght to customer’s requirements  

- with clamped connectors - silicone - insulated - 

tinned ends 

Removable lens

Anti-luminescence resistor

Unità base
Basic unit

Lente

Unità base
Basic unit

Lente
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Foro  Hole  

Ø 9 mm + 0,20 mm
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Spessore pannello  Panel thickness

0,8/2 mm 
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