TAOGLAS.

Part No:
TU.63.2111

Description
Terminal Mount 8.5GHz 2.5dBi Ult#@/ideband Antenna with SMA(M)

Features:

CompactLowprofile ScrewMount UVB Antenna
Covering Worldwide UWB Bands from 6GB5GHz
IP67 Waterproof Rated

Dimensions @8.2 X35.8mm

Connector: BIA(M)

RoHS & Reach Compliant

Datasheet
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Introduction
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Enclosure iSpecification
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Mechanical Pawing
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Packaging
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60pcs TULG3 per tray

Tray dimensions: 298x240x17 4mm
eight: 377g

1200pcs TU.G3 per carton

Carton dimensions: 328x296x2B2mm

Weight: B.3Kg
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Antenna Characteristics

Vector Network Analyzer
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RadiationPatterns

Anechoic Chamber
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