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Additional Product Pictures 

Fact Sheet:
TERRA PC-Micro 7000 SILENT 
GREENLINE 

Manufacturer:  WORTMANN AG

Art#:  1009723

Ref#:  1009723
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Details 

General

Processor model Intel® Core™ i710710U Processor (12M Cache, up to 4.70 GHz)

Operating system Windows 10 Pro

Software

Preinstalled software 1 month trial version for new Microsoft® 365 user

Processor

Processor family Core i7

Processor cores HexaCore (6 Core)

Number of processors 1

Memory

Internal memory 16 GB

Memory layout (slots x size) 1 x 16 GB

Maximum internal memory 64 GB

Internal memory type DDR4

Memory slots 2 pc(s)

Storage

Total storage capacity 500 GB

SSD interface PCIe (NVMe)

SSD capacity 500 GB

HDD capacity 1 x 500 GB  SSD

Number of storage drives 
supported

1

Storage media SSD  M.2

Performance

Series Business

Noise level 22 dB

Audio output channels 7.1 Channel Surround

Design

Chassis type Micro format

Keyboard form factor Optional

Technical details

Localization International

Weight & dimensions

Height 5.1 cm

Width 11.7 cm
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Depth 11.2 cm

Weight 0.5 kg

Other features

Interface

2 x USB 3.1 TypeA (rear ) 
1 x USB 3.1 TypeA (front) 
1 x USB 3.1 TypeC (front) 
1 x LAN 
1 x USB TypeC (Supports Display Port 1.2 or Thunderbolt 3 ) 
1 x HDMI  
1 x headphone/microphone  
Infrared Sensor

Compatible operating systems Windows 10

Cooling type Active

Compliance industry standards
CE, ISO 9001, Assembled in Germany  
Compatibility: PC2001, SMBios (DMI) 2.3, PCI 2.2,WFM 2.0, EnergyStar, EN60950, 
EN55022,EN55024, EN6100032/3, 89/336/ECC

Special features
Kensington Lock  
Dualarray front microphones

Mouse

Mouse included Optional

Graphics

Graphics adapter ports
1 x USB TypeC Thunderbolt™ 3 (Supports Display Port 1.2 or USB 3.1 
1 x HDMI  
Supports max. 3x Displays

Onboard graphics adapter 
maximum resolution

Max. 4096 x 2160 @ 60 Hz

Graphics adapter Intel® UHD Graphics

Onboard graphics adapter model Integrated

Power

Power source Power adapter

Nominal power

Ø 10 Watt Long IdleMode  
Ø 45 kWh a year (TEC = Typical Energy Consumption)  
Further information regarding Energy consumption see https://www.wortmann.de/green and/ or 
Quicklinks for this product (if available)

AC adapter input voltage AC 100/240 V ( 50/60 Hz )

Operational conditions

Operating temperature (TT) 0 °C  35 °C

Recommended humidity operating 
range

10  75% (noncondensing)

Network

Ethernet LAN Netzwerkadapter  integriert

LAN controller Intel Gigabit LAN

WiFi standards 802.11ax

Data link protocols Bluetooth 5.0
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Addon Items 

Optical drive

Optical drive type None

Mounting PC-Micro/Mini 
f.TFT PV / Multistand V2.0
Artikel-Nr.: 1400033 

Mounting Kit PC-Micro/Mini 
for TFT 2X35W HA series 
Artikel-Nr.: 1407067 

VESA Universal Bracket TFT 
Artikel-Nr.: 2050004 

Tischnetzteil MPG 90W/19V/ 
2.5mm 
Artikel-Nr.: 2090036 

Samsung SSDex Portable 
X5 Serie 500GB Thunderbolt 
3 
Artikel-Nr.: 2470156 

Delock Adapter USB-C 
=>DP (St/Bu) 15cm 
schw./black 
Artikel-Nr.: 2560057 


