NOTE:

1.Electrical propertles!

P1
USB2.0 Micro B male

1.ALL COMPONENTS ARE RoHS COMPLIANT.
2.100% OPEN AND SHORT TEST.
J.CONDUCTOR RESISTANCE:3 OHMS

4 INSULATION RESISTANCE:10 MEGOHMS.

5 HI-POT:DC200VI0.015

2, ROHS 2.0 and REACH

Bi2

BO1

FILE AMEND NOTE

DATE REV,

ORIGINAL EDITION

SEP.28 2018 B/

A1

A2

P2

USB3.1 type C female

PIN ASSIGNMENT:

USB C TYPE FM(P2)

MICRO USB2.0BM (P1)

A1,B1,A12B12
A4 B4,A9,BO

<[
AT

Shell

Al — L3 Resistor
B —L—3 Resistor

5 GND
1V+

3D+
2D-

Shell Shidld

Name VALUE USB 2.0 Micro B Adapter, Micro B-C, M/F, black
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