m SMP-800A

m SMP-1000A
M SMP-2000A

SWITCHING MODE
UNIVERSAL REGULATED
POWER SUPPLY

SMP-800A/
SMP-1000A/
SMP-2000A

SWITCHING MODE

SINGLE QUTPUT REGULATED ADAPTOR

DC OUTPUT
W 00
4.5V DC

N

MODEL
SMP-1000R003
SMP-100004 5
SMP-1000A005
SMP-1000A006
SMP-1000A009
SMP-10004012
SMP-20004003
SMP-2000A4 5
SMP-20004005
SMP-20004006

MAX.CLURRENT
1000 maA
1000mA
1000mA
1000maA
1000mA
1000maA
2500mA
2500mA
2500ma
2000mA

oP-2000A6.5 2000maA
SMP-2000A007 1900maA v oc

acs par inner ho
1 000Cs per axpo

MEASUMENT: 42 0027 5x46 Ocm (0.053CBM)

T earion

INPUT PLUG

(=il (%) POl EURGIPEAN TYPE

L B
™ B —

A1 FOR AUSTRALIAN TYPE

Fealures:

* Universal input voitage: 100-2400 AC 50/60H:
« Compact size and hight

« Stabifzed output, fow ripple

= Shor circull & averoad protect=on

= High elbcency and low Engngy consumption
* Fower LED monitor

* Lzos with typewrifers. persan

LR T T @i -
Mini TV J games and o

« Ezpecially uses wih digral camesa, mullimedia, information technology ITh equipment
& computer accessories, ol
MODEL MAX, CURRENT
SMP-800A BOOmMA
SMP-10004 1000mA
AlP=200A

[ oUTPUT

25679/ 12V

S/B/6/8/12V
i

b | Tl

2alilimA E1E
2000mA,

1500mA

QTY IN 20T
| CONTAINER

15840PCS

MEASUREMENT N.W G.W

50.5X 42,5 X 395CM | 0.085CBM | 3.0CUFT.| 960KG 1150KG

19 gra™
? only

(L) FOM UK TTPE

2
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¥} FOR AMERICIAN TYPE



