CYBEX® SVKM120 AND SVKM140
DESKTOP KM SWITCHES

SPECIFICATIONS
MODEL NUMBER SVKM120 SVKM140
System Connections 2 4
KEY FEATURES
USB Peripheral Ports n/a 3 x USB Super Speed
*  Cursor Navigating Switching SUPPORTED HARDWARE
*  Multiple Monitor support Computer Peripherals USB Type-B
and Presets Audio Input/Output 2 x 3.5mm stereo female
BENEFITS wecHawcaL |
Enclosure Steel with Plastic Front Panel
° Simultaneous access of up Dimensions WxDxH 177 x 61 x 28 mm 342 x 125 x 28 mm
to four computers or 7 x 2.4 x 1inches 137 x 5 x 1inches
networks using a single Weight 04 kg (088 Ibs) 14 kg (3 Ibs)

keyboard and mouse

° Managed copy and paste of Power Requirements External power supply 12 V DC 35W Max Internal
files and text between sources

) AC Input Voltage 100 to 240V AC
helps save time and

increases accuracy ENVIRONMENTAL

Operating Temperature 32° to 104° F; 0° to 40° C
. L

Mouse anq keyboard switeiing Storage Temperature -4° t0 140° F; -20° to 60° C

via emulation assures zero delay _

in switching time between Humidity 0-80% RH, non-condensing

connected sources Certifications CE, RCM, FCC class B, VCCI, TUV US, TUV Canada
Warranty 3 Years with Advance Replacement

* Easily switch audio and USB 3.0
(SVKM140) peripherals
independently of keyboard
and mouse

& vermiv

* Three USB 3.0 ports on the front
panel of the SVKM140 enable
easy connectivity to external
USB devices, quick data transfer
and high speed charging of
mobile devices
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Ordering Details

MODEL NUMBER CABLE OPTIONS-LENGTH CABLE DESCRIPTION
SVKM120 CBLO134 - 6 ft., CBLO135 - 10 ft. CABLE ASSY, 1-USB/2-AUDIO
SVKM140 CBLO134 - 6 ft., CBLO135 - 10 ft. CABLE ASSY, 1-USB/2-AUDIO
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