B[ Thermal Overcurrent Circuit Breakers 2-5000/2-5700-...

Accessories for types 2-5000 and 2-5 with screw terminals -K10
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Accessories for type 2-5000-... Accessories for type 2-5700-...
Water splash cover, transparent Fixing plate With 3/8" threadneck (-iG1)
f h button (P64 Y 301 056 02
yo 583?28%1()" (P64) Water splash cover, transparent Y 300 538 01 and
knurled nut Y 300 628 01
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| T Water splash cover, Hex nut with splash

4‘0 transparent with cover black without O ring

157 special knurled nut X 210 739 01 (IP64)

50 X 200 798 02 (IP64) transparent splash cover

197 X 201 296 03 (IP64)

Rear terminal shroud, transparent (IP64)
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‘ Separate hardware
. Hex nut Knurled nut
‘ Y 300 192 01 Y 307 117 02
‘ 3/8-27 UNS-2B 3/8-27 UNS-2B

Swi14 25

551 098 118

With M12 threadneck (-iG2)

Hex nut with splash cover, black Water splash cover,

X 201 296 01 without O ring (IP64) transparent with knurled nut
X 200 801 03 with O ring (IP66) and O ring

Hex nut with splash cover, X 210 663 01 (IP64)
transparent

X 200 801 08 with O ring (IP66)

[X 200 801 04 with O-ring]

M12x1
Hex nut Knurled nut
Y 300 116 02 Y 302 065 01
M12x1 ) M12x1 3.2
126
This is a metric design and millimeter dimensions take precedence (%)
All dimensions without tolerances are for reference only. In the interest of improved design, .
performance and cost effectiveness the right to make changes in these specifications ‘SW14‘ | 2.5 0.5 x45
without notice is reserved.Product markings may not be exactly as the ordering codes. .551 .098 .020 x 45°

Errors and omissions excepted.
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X 200 801 04 with O-ring




