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Performance C Series

Intel CPU Cooler I200

Product Features
- silent hydro bearing 100mm fan
- light aluminum heat sink for low noise development
- suitable for Intel sockets LGA 1150/1151/1155 und 1156
- including thermal paste

Technical Data
Sockets    LGA 1150/1155/1156/2011
CPU max. Watt   65W
Fan Size   92 x 92 x 25mm
Fan Speed   2200 ± 10% RPM
Fan Control   no
Noise Level   25 dB (A)
Thermal Paste   pre-applied
Dimensions   95 x 95 x 69.5mm
weight    235g

The Xilence I200 combines all the characteristics of a 
modern CPU cooler for home and office use. Thanks to 
its quiet 92mm fan, the precision-manufactured heatsink 
is quietly and reliably supplied with cold air. The fan 
speed of 2200 RPM guarantees an ideal compromise 
between high airflow and low-noise operation. Further-
more, it distinguishes itself due to a safe and solid 
mounting by means of a backplate.

Logistical Data
Manufacturer Number
Item Number
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I200
XC030
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