
CM.159 - 159-PIECE TOOL SET WITH STORAGE MODULES

Reference Qty Description

R 17
1/4" 12-point sockets 5.5 to 14 mm, palm-control ratchet and 
accessories

S 21
1/2" 12-point sockets 10 to 32 mm, palm-control ratchet and 
accessories

440 20 Combination wrenches 6 to 24 and 27 to 32 mm

83H 10 Long-reach male keys 2 to 10 mm

ED 2 1/4" bits for Pozidriv® heads 101 - 102

EH 4 1/4" 6-point tips 103 - 104 - 105 - 106

ES 3 1/4" bits for slotted heads 134.5 - 136.5 - 148

EXR 6 1/4" Resistorx® tips 110 to 140

E 4 5/16" Torx® tips 240 to 255

181A.25CPE 1 Lockable multigrip pliers

185.20CPE 1 Half-round nose pliers

192.16CPE 1 Cutters

187.18CPE 1 Sheathed combination pliers

501 1 Long-nose lock-grip pliers

AND0X75 1 Screwdrivers for Pozidriv® PZ 0 heads

Description :

• Set of 13 tool modules (5 drawers), detail below.
- MOD.A1.
- MOD.A3.
- MOD.PR9.
- MOD.R2.
- MOD.S1.
- MOD.440-1.
- MOD.440-2.
- MOD.M13.
- MOD.ANX.
- MOD.PCSN.
- MOD.TX1.
- MOD.601.
- MOD.CPE.
• Selection compatible with JET+ and Chrono+ roll cabs.

• Thermoformed modules.
Weight: 19.270 kg.

© FACOM 2018 1



Reference Qty Description

AW 4
Hexagonal blade screwdrivers for slotted heads 4X100 - 
5.5X150 - 6.5X150 - 10X200 mm

AWP 3 Hexagonal blade screwdriver for Phillips® PH 1-2-3 heads

AWD 2 Hexagona blade screwdrivers for Pozidriv® PZ 1-2 heads

ANXR 7 Resistorx® screwdrivers 10 to 40

AN3,5x75 1 Screwdriver for slotted heads 3.5 mm

AN 2 Stubby screwdrivers for slotted heads 4 and 5.5 mm

ANP 2 Stubby screwdrivers for Phillips® PH head 1-2

205H.50 1 DIN engineers hammer

208A.32CBA 1 Heavyweight series mallet

263.18 1 Chisel

256.6 1 Precision centre punch

249 3 Drift punches 4 - 5 - 6 mm

601 1 Hacksaw frame

668B.10 10 Saw blades

893.213 1 Locking tape measure 2 m

234.S 1 Scriber

803.300M 1 Flexible stainless 2-sided rule

PAM.B250EMA 1 Flat bastard file 300 mm

DRD.MD250EMA 1 Half-round second-cut file 250 mm

RD.MD200EMA 1 Flat second-cut file 200 mm

CAR.MD200EMA 1 Square second-cut file 200 mm

TRI.MD200EMA 1 Half-round second-cut file 250 mm

177A.18 1 Straight-nose outside-circlip® pliers

179A.18 1 Straight-nose inside-circlip® pliers

197A.18 1 90°-nose outside-circlip® pliers

199A.18 1 90°-nose inside-circlip® pliers

59TX 4 Torx® ring wrenches 6 to 24 mm
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JTX 5 3/8" sockets Torx® 8 to 16

STX 2 1/2" Torx® sockets 18 and 20

R. J et S 3 Accessories for sockets

PL 13
Storage trays (314 - 321 - 323 - 325 - 326 - 327 - 330 - 332 - 
333 - 335 - 348A - 360 - 627)
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