
Connection technology

E11250
ADOGA050MSS0005H04

Socket

For sensors with
1/2" connector

Free from halogen

ACElectrical design
300 ACOperating voltage [V]

straightDesign
-25...90Ambient temperature [°C]
IP 67Protection
TPUMaterial body

brass; nickel-platedMaterial nut
PUR cable / 5 m;

4 x 0.34 mm² (43 x Ø 0.1 mm); Ø 4.7 mm; halogen-free
Connection

blackSheath colour

0.16Weight [kg]

Wiring
Core colours

blackBK
brownBN
blueBU
whiteWH

ifm electronic gmbh • Friedrichstraße 1 • 45128 Essen — We reserve the right to make technical alterations without prior notice. — GB — E11250 — 31.03.2011


