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iMaXX ref. Description

HCF101

HCF102

HCF105L

HCF105R

horizontal battery+ terminal connect M8

Insulating shoulder washer M8

Cover for HCF101, cable entry left

Cover for HCF101, cable entry right

insulating washer & self locking nut included, not mounted

Fuse holder for CF series cubeOTO fuse

iMaXX ref. Material

HCF101

HCF102

HCF105L

HCF105R

Nylon, red

PVC, red

PVC, red

Base: brass, Sn plated

Bolts & nuts: steel, Zn plated
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washer: HCF102
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