
KNIPEX Minis in belt pouch
2 parts

00
20

 > KNIPEX Minis as “little helpers” in the practical belt pouch 
 > made of hard wearing polyester fabric
 > with hook and loop fastener
 > with elastic side holder for small flash lamp, pen or suchlike
 > with practical belt loop
 > dimensions (W x H x D): 70 x 170 x 50 mm

Article No
EAN

003773 Quantity g
00 19 41 02 729 Tool Roll 11 parts 1620

 03 05 160 Combination Pliers 1  

11 05 160 Insulation Strippers 1

  25 05 160 Snipe Nose Side Cutting Pliers (Radio Pliers) 1

 30 15 160
Long Nose Pliers

1  

 30 35 160 1

 31 15 160 Flat Nose Pliers (Needle Nose Pliers) 1  

67 05 1 0 High Leverage End Cutting Nipper 1
70 05 1 0 Diagonal Cutter 1  

  
98 20 25

Screwdriver for slotted screws
1

98 20 0 1  

  98 2  01 Screwdriver for cross recessed screws, Phillips® 1

Article No
EAN

003773 Quantity g
00 20 72 V01 070832 KNIPEX Minis in belt pouch 2 parts 350
   86 03 150 Mini Pliers Wrench, pliers and a wrench in a single tool 1  

 87 01 125 KNIPEX Cobra®, Hightech Water Pump Pliers 1
00 20 72 V02 075851 KNIPEX Minis in belt pouch 2 parts 390
  7  01 160 High Leverage Diagonal Cutter 1

 87 01 150 KNIPEX Cobra®, Hightech Water Pump Pliers 1
00 19 72 LE 070191 elt Pouch

00 20 72 V01

00 20 72 V02

Tool Roll 
11 parts

00
19

 > for telecommunications and electrical engineers
 > tool roll made of hard wearing polyester fabric
 > with practical, adjustable quick release fastener
 > contains eight pliers and three scewdrivers
 > pliers with chrome plated heads and two colour 
dual component handles

 > screwdrivers VDE tested according to DIN EN/IEC 60900 1000V
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Pliers Sets
in a foam tray

00
20

 > in a foam tray for workbenches and tool trolleys
 > clearly organised storage of tools
 > precisely sized recesses for holding the pliers
 > foam tray dimensions (W x H x D): 335 x 165 x 33 mm
 > material: two colour, closed pore foam

Article No
EAN

003773 Quantity g
00 20 01 V01 0696 5 Pliers Set “ asic”, four pliers in a foam tray 1095
   03 05 180 Combination Pliers 1  

  26 15 200 Snipe Nose Side Cutting Pliers (Stork eak Pliers) 1
  7  05 180 High Leverage Diagonal Cutter 1  

 87 01 250 KNIPEX Cobra®, Hightech Water Pump Pliers 1
00 20 01 V02 069652 Circlip Pliers Set, six precision circlip pliers in a foam tray  915 

  
8 11 J1 

Precision Circlip Pliers, to assemble internal circlips into bores 
1

  8 11 J2 1  

  90° 8 21 J21 1
  

   
9 11 A1 

Precision Circlip Pliers, to assemble external circlips on shafts 
1  

9 11 A2 1
     90° 9 21 A21 1  

00 20 01 V03 069669 Water Pump Pliers Set, three pliers in a foam tray 1065
   85 01 250 KNIPEX SmartGrip®, Water Pump Pliers with automatic adjustment 1  

 87 1 250 Multiple Slip Joint Spanner 1
   87 51 250 KNIPEX Cobra® ES, Water Pump Pliers extra slim 1  

00 20 01 V09 073291 Pliers Set „SRZ II“, four precision circlip pliers in a foam tray  820  

  8 11 J2 
Precision Circlip Pliers, for internal circlips in bore holes

1
    90° 8 21 J21 1  

   9 11 A2 
Precision Circlip Pliers, for external circlips on shafts

1

   90° 9 21 A21 1

00 20 01 V01
Pliers Set “ asic” – four pliers in a foam tray

00 20 01 V02
Circlip Pliers Set – six precision circlip pliers in a foam tray 

00 20 01 V03
Water Pump Pliers Set – three pliers in a foam tray

00 20 01 V09
Circlip Pliers Set “SRZ II” – four precision circlip pliers in a foam tray
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Tool Kits 00
20

 > tools in a plastic deep drawn tray with transparent lid
 > attractive sales packaging with Euro standard perforation
 > dimensions (W x H x D): 170 x 370 x 0 mm

00 20 09 V01 Bestseller Set 
pliers with polished heads; handles with 
non slip plastic coating or with two colour 
multi components grips

00 20 09 V02 Cobra® Set   
pliers grey atramentized, handles 
with non slip plastic coating

00 20 09 V03 Alligator® Set 
pliers with polished heads; handles 
with non slip plastic coating

00 20 10 Power Set 
pliers with polished heads and 
plastic coated handles

Article No
EAN

003773 Quantity Nominal size g
00 20 09 V01 07399 estseller Set 

Knipex

950
   03 02 180 Combination Pliers 1 180 mm  

70 02 160 Diagonal Cutter 1 160 mm
  

 87 01 250
KNIPEX Cobra®,  
Hightech Water Pump Pliers

1 250 mm 
 

Article No
EAN

003773 Quantity Nominal size g
00 20 09 V02 07 793  Cobra® Set   

Knipex

1220
  

  

87 01 180 
KNIPEX Cobra®,  
Hightech Water Pump Pliers 

1 180 mm  

87 01 250 1 250 mm
  87 01 300 1 300 mm  

Article No
EAN

003773 Quantity Nominal size g
00 20 09 V03 07 809 Alligator® Set 

Knipex

1195
  

 

88 01 180
KNIPEX Alligator®,  
Water Pump Pliers

1 180 mm  

88 01 250 1 250 mm
  88 01 300 1 300 mm  

Article No
EAN

003773 Quantity Nominal size g
00 20 10 010388  Power Set   

Knipex

990
    02 01 180 High Leverage Combination Pliers 1 180 mm  

 7  01 160 High Leverage Diagonal Cutter 1 160 mm
  

  87 01 250 
KNIPEX Cobra®,  
Hightech Water Pump Pliers 

1 250 mm 
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00 20 11 Assembly Set 
pliers with two colour  
multi component grips

    
00 20 12 Electro Set  
pliers VDE tested in conformance with DIN 
EN/IEC 60900 1000V, pliers chrome plated; 
handles with multi component grips

00 20 13 VDE Tool Set  
tools VDE tested in conformance to  
DIN EN/IEC 60900 1000V, pliers chrome plated; handles with 
multi component covers; with 3 WERA screwdrivers 

Article No
EAN

003773 Quantity Nominal size g
00 20 11 012 05 Assembly Set 

Knipex

810
   03 02 180 Combination Pliers 1 180 mm  

  26 12 200
Snipe Nose Side Cutting Pliers  
(Stork eak Pliers)

1 200 mm

  70 02 160 Diagonal Cutter 1 160 mm  

Article No
EAN

003773 Quantity Nominal size g
00 20 12 012 12  Electro Set  

Knipex

960
     

  
03 06 180 Combination Pliers 1 180 mm 

 

   
   

26 16 200 
Snipe Nose Side Cutting Pliers  
(Stork eak Pliers) 

1 200 mm

     
 

70 06 160 Diagonal Cutter 1 160 mm 
 

Article No
EAN

003773 Quantity Nominal size g
00 20 13 0 3287 VDE Tool Set 

Knipex

850
     

  
26 16 200

Snipe Nose Side Cutting Pliers  
(Stork eak Pliers)

1 200 mm 
 

   70 06 160 Diagonal Cutter 1 160 mm

  
  

006110 Screwdrivers for slotted 
screws, 160i

Wera

1 0 6 x 3 5 x 100 mm  

006120 1 1 0 x 5 5 x 125 mm
  

  00615
Screwdrivers for cross recessed 
Phillips® screws, 162i PH

1 PH2 x 100 mm 
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Tool Bag 
24 parts
for electrical contractors, top model

00
21

 > contains 2  brand name tools, partly VDE tested 
according to DIN EN/IEC 60900

 > comfortable bag of hard wearing leather, with front bag, 
adjustable retaining loops and belt

 > with galvanized steel base tray
 > edges of the tool case reinforced with aluminium
 > dimensions, interior (W x H x D): 20 x 250 x 160 mm

Article No
EAN

003773 Quantity Nominal size g
00 21 01 TL 03269 Tool ag 2  parts 6990
     03 06 180 Combination Pliers

Knipex

1 180 mm  

  11 06 160 Insulation Stripper 1 160 mm
  

    25 06 160
Snipe Nose Side Cutting Pliers,          
Radio Pliers

1 160 mm 
 

  70 06 160 Diagonal Cutter 1 160 mm
   98 52 Cable Knife 1 185 mm  

16 20 165 Dismantling Tool 1 165 mm
  361 252 1 Electrician’s Chisel

Rennsteig
1 250 x 10 mm  

3 0 300 1 Mason’s Chisels 1
  

  

006100

Screwdrivers for slotted screws, 160i

Wera

1 0  x 2 5 x 80 mm  

006110 1 0 6 x 3 5 x 100 mm
  006120 1 1 0 x 5 5 x 125 mm  

006125 1 1 2 x 6 5 x 150 mm
  

  
006152 Screwdrivers for cross recessed Phillips® 

screws, 162i PH
1 PH1 x 80 mm  

00615 1 PH2 x 100 mm
  007620

Screwdrivers for slotted screws, 33
1 1 0 x 6 0 x 125 mm  

110010 1 1 2 x 6 5 x 150 mm
  005655 Voltage Detector, 2 7 1 0 5 x 3 0 x 70 mm  

101 0300 Locksmith‘s hammer

Picard

1 300 g
  30 90 800 Chipping hammer 1 800 g  

750 0 015 Flat brush 1 0 mm
  75075 0 0 Painter‘s spatula 1 0 mm  

71510 000 Metre ruler (yardstick) 1 2 m
  306125 PUK® Junior Hacksaw Haunst tter 1 150 x 2 0 mm  

7165/50 Plasterer‘s bowl Nölle 1 125 x 90 mm
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00 21 02 SL

Tool Bag 
24 parts
apprentices tool bag for electrical contractors

00
21

 > light design made of hard wearing, reinforced polyester fabric
 > front additionally reinforced with aluminium brackets
 > semi fold out front with adjustable loops and exterior document 
compartment

 > with galvanized steel base tray
 > with carrying handle and adjustable shoulder strap
 > dimensions, interior (W x H x D): 20 x 250 x 160 mm

Model 00 21 02 SL
contains 2  brand name tools,  
partly VDE tested according to DIN EN/IEC 60900

Model 00 21 02 LE
without tools

Article No
EAN

003773 Quantity Nominal size g
00 21 02 SL 032687 Tool ag 2  parts 6980
   03 05 180 Combination Pliers

Knipex

1 180 mm  

11 05 160 Insulation Stripper 1 160 mm
  16 20 165 Dismantling Tool 1 165 mm  

  25 05 160 Snipe Nose Side Cutting Pliers (Radio Pliers) 1 160 mm
  70 05 160 Diagonal Cutter 1 160 mm  

 98 52 Cable Knife 1 185 mm
  361 252 1 Electrician’s Chisel

Rennsteig
1 250 x 10 mm  

3 0 250 1 Mason’s Chisels 1 250 mm
  101 0300 Locksmith‘s hammer

Picard

1 300 g  

01 1000 Sledge hammer 1 1000 g
  750 0 015 Flat brush 1 0 mm  

75075 0 0 Painter‘s spatula 1 0 mm
  71501 02 Carpenter‘s pencil 1 2  cm  

  

031580

Screwdrivers for slotted screws, 1160i

Wera

1 0  x 2 5 x 80 mm
  031582 1 0 6 x 3 5 x 100 mm  

031587 1 1 0 x 5 5 x 125 mm
  031588 1 1 2 x 6 5 x 150 mm  

  
031601 1 PH1 x 80mm

  031603
Screwdrivers for cross recessed Phillips® screws, 1162i

1 PH2 x 100 mm  

  
031611 1 PZ1 x 80 mm

  031613 Screwdrivers for cross recessed Pozidriv®, 1165i 1 PZ2 x 100 mm  

005655 Voltage Detector, 2 7 1 0 5 x 3 0 x 70 mm
  306125 PUK® Junior Hacksaw Haunst tter 1 150 x 2 0 mm  

7165/50 Plasterer‘s bowl Nölle 1 125 x 90 mm
00 21 02 LE 057 99 Tool ag “New Classic asic” empty   3 00 
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Tool Case ”Electric“ 
20 parts

00
21

 > heavy duty A S material, black
 > with circumferential double aluminium frame
 > register hinges working as lid holder
 > strong, ergonomic handle
 > two flip locks, lockable
 > one removable tool board in the lid with 15 push in compartments  
on the bottom side and six big push in compartments and a clamp 
compartment ( 00 mm width) on the lid side, fixed by push button

 > base tray, height 58 mm, can be subdivided by flexible inserts; cover 
plate with six large push in compartments, can be fixed by popper

 > cover and tool plate made of Con Pearl® material
 > 20 kg maximum load
 > dimensions, exterior (W x H x D): 80 x 175 x 370 mm 
dimensions, interior (W x H x D): 60 x 170 x 310 mm

00 21 20
with 20 brand name tools, partly VDE tested  
according to DIN EN/IEC 60900

00 21 20 LE
without tools

Article No
EAN

003773 Quantity Nominal size g
00 21 20 052166 Tool Case ”Electric“, 20 parts 7225
     03 06 180 Combination Pliers

Knipex

1 180 mm  

12 0 200 Self Adjusting Insulation Stripper 1 200 mm
  16 80 125 Universal Dismantling Tool 1 125 mm  

    26 16 200
Snipe Nose Side Cutting Pliers,  
(Stork eak Pliers)

1 200 mm
    40°   26 26 200 1 200 mm 

 

  
70 06 160 Diagonal Cutter 1 160 mm

  7  06 200 High Leverage Diagonal Cutter 1 200 mm  

 86 03 180
Pliers Wrench, pliers and a wrench  
in a single tool

1 180 mm

  
 87 03 250

KNIPEX Cobra®, 
Hightech Water Pump Pliers

1 250 mm 
 

   95 16 200 Cable Shears, with twin cutting edge 1 200 mm
   98 56 Cable Knife, with replaceable blade 1 185 mm  

  

006100

Screwdrivers for slotted screws, 160i

Wera

1 0  x 2 5 x  
80 mm

  
006115 1 0 8 x 0 x  

100 mm 
 

006120 1 1 0 x 5 5 x  
125 mm

  
006125 1 1 2 x 6 5 x  

150 mm 
 

  
006152 Screwdrivers for cross recessed

Phillips® screws, 162i PH
1 PH1 x 80 mm

  00615 1 PH2 x 100 mm  

  
006162 Screwdrivers for cross recessed  

Pozidriv® screws, 165i
1 PZ1 x 80 mm

  00616 1 PZ2 x 100 mm  

005655 Voltage Detector 1 0 5 x 3 0 x  
70 mm

00 21 20 LE 0 567 Tool Case “Standard” empty    85 

00 21 20

Con Pearl® is a registered trademark of PARAT Schönenbach GmbH  Co  KG266
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Tool Case ”Electric“ 
23 parts

00
21

 > contains 23 brand name tools, partly VDE tested 
according to DIN EN/IEC 60900, 1000 V

 > hard wearing A S hard shell construction with aluminium frame 
and circular buffer protection

 > document compartment and pen holding straps
 > one removable tool plate, with elastic loops on both sides
 > one cover plate with elastic loops and tool protection cloth
 > large base tray with variable separations (e g  for measuring 
and testing devices)  Interior dimensions: 20 x 320 x 85 mm

 > sturdy metal locks and 3 digit lock
 > strong, ergonomic handle
 > feet on both sides
 > colour: silver / aluminium look

Article No
EAN

003773 Quantity Nominal size g
00 21 30 05108 Tool Case for electrical contractors, 23 parts 9 0
  

00 11 03
Control Cabinet Key, for all standard cabinets  
and shut off systems

Knipex

1 76 mm 
 

   03 06 180 Combination Pliers 1 180 mm
  12 0 200 Self Adjusting Insulation Stripper 1 200 mm  

16 80 125 Universal Dismantling Tool 1 125 mm
      26 16 200

Snipe Nose Side Cutting Pliers,  
(Stork eak Pliers)

1 200 mm  

  40°   26 26 200 1 200 mm

  
  

70 06 125
Diagonal Cutter

1 125 mm  

70 06 160 1 160 mm
  

 86 03 180
Pliers Wrench, pliers and a wrench  
in a single tool

1 180 mm 
 

 87 03 250
KNIPEX Cobra®, 
Hightech Water Pump Pliers

1 250 mm

    92 27 62 Precision Tweezers 1 150 mm  

 98 56 Cable Knife, with replaceable blade 1 185 mm
  

  

006100

Screwdrivers for slotted screws,  
160i

Wera

1 0  x 2 5 x 80 mm  

006110 1 0 6 x 3 5 x 100 mm
  006115 1 0 8 x 0 x 100 mm  

006120 1 1 0 x 5 5 x 125 mm
  006125 1 1 2 x 6 5 x 150 mm  

006130 1 1 2 x 8 0 x 175 mm
  

  

006150
Screwdrivers for cross recessed
Phillips® screws

1 PH0 x 80 mm  

006152 1 PH1 x 80 mm
  00615 1 PH2 x 100 mm  

  
006162 Screwdrivers for cross recessed

Pozidriv® screws
1 PZ1 x 80 mm

  00616 1 PZ2 x 100 mm  

00 21 30
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