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Makeblock HaloCode

DIM (LD.H): 2°47%47 cm

Core - Xtensa dual-core 32-bit LX8 microprocessor;
CPU Clock Speed: 240Mhz

ESP32

Flash ROM: 440K, RAM: 520K
Expanded Memory: SPI Flash. 4MB; PSRAM:4MB

USB Port. Bluetooth. WiFi {Dual modes, access to Mesh
Routers)

12 RGB LED . Mation Sensor. Microphone. Button. 4 Touch
Sensors {4 1/0 pins that can generate PWWM outputs; 4 digital input
ports, 2 analog input ports)

Alligator clips, expansion board

33V

mBlock 5

Block-based programming language, Python

Website: Above MacOS 10.10/Above Win7/Chromebook/Linux
PC Application: Above MacOS 10.10/Above Win7
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