POP DISPLAYS
AND SALES AIDES

THE EASY WAY TO INCREASE YOUR SALES!

EDP#95022 (Box Onl
EDP#94293 (Rack Only) Dimensions_( ox Only)

Dimensions: " » »
22"W x62"Hx 19"D
37°s"W x 60'/2" H x 19'/2" D
56¢cm W x 158cm H x 49¢cm D
96cm W x 155¢cm H x 50cm D o TX OB HX Sem

MADE IN USA
n“-
N
Tel: 763-295-2162 Fax: 763-295-4440 E-mail: cservice@bondhus.com

U'S’A' www.bondhus.com




SINGLES MERCHANDISERS

The Singles Merchandiser fits in a compact space and allows you to choose your
product selection. Its versatile design allows it to be pegboard-mounted or simply
placed on the universal base. Integrated into the design is a demonstration
showing Bondhus® tool strength. Available in Ball End, Hex, Stubby and ProHold®
Tip L-Wrenches.

Dimensions:
W 15%" x D 9%” x H 14%"
W 39¢m x D 23¢m x H 37cm

" GorillaProof T =i

ProGuard™ BriteGuard™

TIP PCS EDP# EDP# LENGTH .050 1/16 5/64 3/32 7/64 1/8 9/64 5/32 3/16 7/32 1/4 5/16 3/8 1/2 5/8
Inch BALL 110 18251 17251 i0 10 10 10 10 10 10 10 10 5 5 5 5

BALL 112 18257 17257 i0 10 10 10 10 10 10 10 10 5 5 5 5 1 {1

HEX 110 18261 17261 Long 10 10 10 10 10 10 10 10 10 5 5 5 5

HEX 112 18267 17267 Long i0 10 10 10 10 10 10 10 10 5 5 5 5 1 {1

HEX 110 18271 17271 Short i0 10 10 10 10 10 10 10 10 5 5 5 5

HEX 112 18277 17277 Short i0 10 10 10 10 10 10 10 10 5 5 5 5 1 {1

STUBBY 53 18252 17252 5 5 5 5 5 5 5 5 5 2 22 2

*PHBALL 53 18262 5 5 5 5 5 5 5 5 5 2 22 2

ProGuard™ BriteGuard™

TIP PCS EDP# EDP# LENGTH 1.27 1.5

BALL 83 18253 17253 i0 10 10 10 10 1 10 1 5 5 1 5 5

BALL 85 18259 17259 i0 10 10 10 10 1 10 1 5 5 1 5 5 1 A

HEX 83 18263 17263 Long i0 10 10 10 10 1 10 1 5 5 1 5 5

HEX 85 18269 17269 Long i0 10 10 10 10 1 10 1+ 5 5 1 5 5 1 {1

HEX 83 18273 17273 Short i0 10 10 10 10 1 10 1 5 5 1 5 5

HEX 85 18279 17279 Short 10 10 10 10 10 1 10 1 b) 5 15 5 1 1

STUBBY 38 18264 17264 5 5 5 5 5 5 2 2 2 2

*PHBALL 38 18276 5 5 5 5 5 5 2 2 2 2

*PHBALL = ProHold® Ball Tip
#94451 - Rack Only - No Product
#94454 - Universal Base

UNIVERSAL BASE (EDP #94454)
FITS THE FOLLOWING DISPLAYS:

If you don’t have extra counter space for the display, the racks can be hung on a peg board wall.

#94454 - Universal Base

#94450 - Singles Rack Only
> No Product T-HANDLE DISPLAY

Dimensions:
W S XD 16um < 38om MERCHANDISING IDEA:

Place next to industrial machinery to remind
your customers Bondhus® tools are the most
durable, longest-lasting hex tools on the
market.

www.bondhus.com



THE “L-WRENCH” COUNTER BOX

Requiring only minimal space, this counter box tucks in right by your cash register. The classic design promotes sales in most
settings, including industrial, automotive, electronic, sports and hobby.

TOOL STYLE EDP# CONTAINS

Ball L-Wrench 20937 10 BLX13 Ball End L-Wrench Sets (10937)
Ball L-Wrench 20999 10 BLX9M Ball End L-Wrench Sets (10999)
Ball L-Wrench 20998 5BLX 13 (10937) & 5 BLX9M (10999) Sets

PROHOLD® Ball L-Wrench 24937 10 PBLX13 ProHold® L-Wrench Sets (74937)
PROHOLD® Ball L-Wrench 24999 10 PBLX9M ProHold® L-Wrench Sets (74999)
PROHOLD® Ball L-Wrench 24997 7 PBLX9M (74999) & 3 PBLX13 (74937) Sets
PROHOLD® Ball L-Wrench 24998 7 PBLX13 (74937) & 3 PBLX9M (74999) Sets

STUBBY L-Wrench 26537 10 SBLX13 Stubby L-Wrench Sets (16537)
STUBBY L-Wrench 26599 10 SBLX9M Stubby L-Wrench Sets (16599)
STUBBY L-Wrench 20598 7 SBLX13 (16537) & 3 SBLX9M (16599) Sets
GoldGuard™ L-Wrench 27937 10 BLX13G GoldGuard™ L-Wrench Sets (37937)
GoldGuard™ L-Wrench 28099 10 BLX9MG GoldGuard™ L-Wrench Sets (38099)
GoldGuard™ L-Wrench 20898 7 BLX13G (37937) & 3 BLX9MG (38099) Sets

Dimensions:
W8 % xD 6% xH 141’
W 22cm x D 16cm x H 37cm
L-WRENCH SET MERCHANDISERS
Perfect for counter top or rack mounting. This
merchandiser is stocked with our most popular #18226 - 17 BALL END L-WRENCH SETS
L-Wrench sets ensuring quick turns. An interactive EDP# MODEL CONTAINS QTyY
Ball End L-wrench demonstration is integrated into
the design to illustrate its time saving feature. 10937 BLX13 050-3/8" 6
10999 BLX9M 1.5-10mm 6
20199 BLX22 10937 & 10999 5
#18242 - 18 BALL END L-WRENCH SETS
EDP# MODEL CONTAINS QTy
10936 BLX12 .050-5/16” 5
10937 BLX13 .050-3/8” 5
10938 BLX10 116-1/4" 4
10999 BLX9M 1.5-10mm 4
#18236 - BALL END L-WRENCH & SCREWDRIVER SETS
EDP# MODEL CONTAINS QTy
10932 BLXS .050-5/32” 3
10946 BLX6M 1.5-5mm 3
10632 BSX8S .050-5/32" 3
10687 BSX7M 1.27-5mm 3
#18283 - 12 PROHOLD® BALL END L-WRENCH SETS
EDP# MODEL CONTAINS QTyY
74937 PBLX13 050-3/8” 4
74938 PBLX10 116-1/4” 4
74992 PBLX7M 1.5-6mm 2
Dimensions: 74999 PBLX9M 1.5-10mm 2
W 15%"x D 9%" x H 15%’
W 3%crm x D 2dcm x H 39cm #18281 - 12 STUBBY BALL END L-WRENCH SETS
EDP# MODEL CONTAINS QTyY
16537 SBLX13 050-3/8” 4
. 16538 SBLX10 116-1/4” 4
#94294 - Wire Rack for Ball End Tools - No Product 16592 SBLX7M 1.5-6mm 2
#94315 - Wire Rack for Stubby Tools - No Product 16599 SBLX9M 1.5-10mm 2

#94317 - Wire Rack for ProHold® Tools - No Product
#94319 - Wire Rack for L-Wrench & Fold Up Tools - No Product



GORILLAGRIP® FOLD UP MERCHANDISERS

GorillaGrip® Fold Ups are the ultimate impulse item. Compact, but eye-
catching, the wire display includes a demonstration tool, which highlights
the GorillaGrip® Fold Up exclusive “flip and turn” feature.

Dimensions Small Box:
W6"xD 4" xH7%"
W 15¢cm x D 11cm x H 18cm

Dimensions Medium Box:
W 63" xD 4% xH8 Dimensions: —

GORILLAGRIP®
FOLD UP CLIP STRIP

Placed by the cash register,

the fold up clip strip will spur
impulse buys. The classic design
promotes sales in most settings,
including industrial, automotive,
electronic, sports and hobby.

Dimensions:
30”L (76cm)

W 17cm x D 12cm x H 20cm W12%"x D 7%"xH 9 3/8”
W 31cm x D 18cm x H 24cm FOLD UP CLIP STRIPS

FOLD UP COUNTER BOXES - Vinyl Disposable
EDP#  DESCRIPTION Qry DISPLAY #12575 - 24 SETS EDP#  DESCRIPTION ary
18490 9 Pcs .050-3/16" (12591) 12 EDP#  DESCRIPTION Y 18431 7 Pcs Hawg B 1
18491 7 Pcs 1.5-6mm (12592) 12 - 843 (12231)%9 uddy 0
18492 8 Pcs T6-T25 (12632) 12 12589 9 Pcs 5/64-1/4 6 x

Star-Recessed 12591 9 Pcs .050-3/16 6 18454 gt:f :;%;23 (12634 10
18494 9 Pcs 5/64-1/4” (12589) 12 12592 7 Pcs 1.5-6mm 4 18464 9 Pcs 5/64-1/4 (12589) 10
18495 7 Pcs 2-8mm (12587) 12 12587 7 Pcs 2-8mm 4 18465 7 Pcs 2-8mm (12587) 10
18496 8 Pcs T9-T40 (12634) 12 12634 8 Pcs T9-T40 4 18451 8 Pcs TR9-TR40 (12638) 10

Star-Recessed Star-Recessed TR Star-Recessed
18497 12 Pcs In/MM (12550) 12 94296  Rack Only - No Product 95500  Clip Strip Only - No Product

SALES AIDES  coynTER mATS
WALL TAGS HEX WINDOW
STICKER
EDP# 94000
il 7 u : : A ' [ i P o
EDP# DESCRIPTION SIZE U-SHAPED PLASTIC DEMO
1]
|

gj"gnf?“s 5 94002  Bondhus only 17”x 12" (43cm x 30cm)

X6 (150m x 15cm) 94075 Bondhus/Felo 17" x 12’ (43cm x 30cm) |
MBS | \\|INATED HEADERS Q‘l
94059  Large Hex Key Size 5 WLE LA -

94064  T-Handle
94065  Fold Up Tools
94066 ProHold® Tools
94067 Color Codes
94068  Stubby Tools

UEVIE
P\‘P\AN

94063 4'x7”(1.2m x 18cm)
94076 35" x 4" (89cm x 10cm)
94034 18" x 4" (45cm x 10cm)

MISCELLANEOUS SALES AIDES
EDP# DESCRIPTION

' 94015  Stubby Demo - Metal U Block with Stubby Tool
94180 2mm Break Test Demo - Test the strength of
DEMO KEY CHAINS Bondhus® Tools versus the competition i

EDP#  DESCRIPTION 82(133; Srlalr?]rgroGHocl)?d(%?rrinpoDemo BLADE
04027 StarTools 95800 Graphics CD SALT SPRAY DEMO THROUGH
94017 Stubby 95805 Tool Tutor CP . EDP# 93060 STEEL
94020 ProHold® Tools 97110 4 Eg Cgpabllltles Brochure BRACKET

98700 Price List EDP# 94043

Bondhus Corporation
1400 E Broadway * PO Box 660 ¢ Monticello, MN 55362
Tel: 763-295-2162 » Toll Free: 800-328-8310 ¢ Fax: 763-295-4440 Call to see how you can become a Bondhus, GorillaGrip, GoldGuard, Bondhex, Protanium, ProGuard,
E-mail: cservice @bondhus.com Full Line/OneSource Distributor. BallStar and BriteGuard are trademarks of Bondhus Corporation.

EDP# 94330

Demos 3 ProHold® products:
* Ball end & Star L-wrench
« Ball end screwdriver

PROHOLD® SOCKET BIT DEMO

EDP# 95424

METAL
DEMO UNIT

EDP# 94047

Website: www.bondhus.com EDP#97750 ©2012 Bondhus Corporation.



