
Specification:

Cable type Mains cable

Wire Code H03VVH2-F

Conductor Copper

Shielding unshielded

Conductor insulation PVC

Original packaging 100 m

Sheath PVC

Min. bending radius, not moving 8 x line ø

Design flat

Temperature range -5...+70 °C

featureS:

Light duty cable
Flat design
For use with light portable appliances
Class 5 flexible copper conductor according to BS EN 60228

Mains cable
Mains cable Copper unshielded , 300/300 V

product range:

art. no. Cross-section cores Sheath colour core colours ø Sheath

RND 475-00018 0.50 mm² 2 black blue/brown 3.35 x 5 mm

RND 475-00019 0.50 mm² 2 white blue/brown 3.35 x 5 mm

RND 475-00020 0.75 mm² 2 black blue/brown 3.5 x 5.5 mm

RND 475-00021 0.75 mm² 2 white blue/brown 3.5 x 5.5 mm
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