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Desk-top cases – Y air

Part number in bold face type: ready for despatch within 2 working days
Part number in normal type: ready for despatch within 10 working days

Main Catalogue
E  10/2012

12309050

12309051

Depth D: 129.8 / 189.9 mm for 160 mm / 220 mm euroboards

Main Catalogue

� Only 1/2 U height

� Ball-bearing radial fans

� Fan holder in 4 widths and 2 depths

� Air capacity 36 m³/h (free blowing) per fan

� Air exhaust via perforation in cover plate

� No mechanical modification to case necessary

� Simple mounting

� No restriction to rear mounting space

Delivery comprises (Kit)

Order Information

Note
� Further configurations available on request
� Fans with tacho signal available on request

Radial fan unit for ratiopacPRO air
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Item Qty Description
1 1 Fan support, Al, 1.5 mm, with crimp sockets for 

mounting the fans
2 1-3 Radial fan, ball bearing, 12 VDC; 

airflow volume (50 Hz) 36 m³/h, free blowing; 
power consumption 6.7 W; 
connecting cable 300 mm, without plug (AWG 26); 
noise level in dB (A): 47.0; 
max. static pressure in Pa: 190; 
max. ambient temperature: 60 °C; 
fan housing and rotor: UL 94 V-0

3 1 Compartment seal, PE foam, UL 94, self-adhesive, 
temperature range -20 °C ... +85 °C

4 1 Terminal clamp, UL 90 V-0
5 1 Assembly kit

Width Width Number of 
fans

Part no.
for PCB depth

HP mm 160 mm 220 mm
28 146.87 1 24572-404 24572-408
42 218.00 1 24572-405 24572-409
63 324.67 2 24572-406 24572-410
84 431.35 3 24572-407 24572-411

For further information www.schroff.biz/oneclick
oneClick search code = Part no.
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