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W100-2
Versatile miniature photoelectric sensors With  
large sensing ranges

Miniature photoelectric sensors
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WT100-2 miniature photoelectric sensors

product description
the energetic Wt100-2 photoelectric 
proximity sensor features long sensing 
ranges of up to 1.2 m.
 the bright, visible light spot, the clearly 
visible status indicator leds and the 
integrated m3 threaded mounting hole 
make commissioning quick and easy.
the photoelectric proximity sensor is 
suitable for executing numerous tasks:

options in terms of switching output 
(pnp or npn) and connectors (male con-
nector, m8, 3-pin; male connector, m8, 
4-pin; cable, 2 m), light/dark switching 
and sensitivity adjustment allow for a 
wide variety of sensor variants.
the extensive range of accessories also 
opens up a diverse spectrum of applica-
tion possibilities.

at a glance
•	 standard miniature housing with inte-

grated m3 threaded mounting holes
•	 Bright emitted light spot and clearly 

visible indicator leds

•	 light/dark switching and sensitivity 
adjustment possible

•	 long sensing ranges of up to 1.2 m

Your	benefits
•	 long sensing ranges of up to 1.2 m 

thanks to a high functional reserve
•	 straightforward alignment thanks to 

bright light spot and clearly visible 
indicator leds

•	 compatibility with a number of 
common mounting systems due to 
standard housing with 1-inch hole 
spacing and integrated m3 threaded 
mounting hole

•	 highly reliable and durable de-
spite optical interference and me-
chanical loads

WT100-2 - Miniature photoelectric sensors
miniature photoelectric sensors
WT100-2
Subject to change without notice
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miniature photoelectric sensors WT100-2

detailed technical data

features

sensor principle photoelectric proximity sensor

Detection principle energetic

Dimensions (W x h x D) 11 mm x 31 mm x 20 mm

housing design (light emission) rectangular

sensing range max. 1) 0 mm ... 1,200 mm

sensing range 1) 0 mm ... 750 mm

Type of light Visible red light

light source 2) led

light spot size (distance) Ø 75 mm (1,000 mm)

Wave length 632 nm

adjustment potentiometer
1)	Object	with	90	%	reflectance	(referred	to	standard	white,	DIN	5033)
2) average service life of 100,000 h at ta = +25 °c.

mechanics/electronics

supply voltage 1) 10 V ... 30 V

ripple 2) ± 10 %

power consumption 3) ≤	30	mA

output type pnp / npn (depending on type)

switching mode light/dark switching

switching mode selector selectable via light/dark rotary switch

signal voltage pnp hiGh/loW uV - 1,8 V / ca. 0 V

signal voltage npn hiGh/loW approx. Vs / < 1.8 V

output current imax. 100 ma

response time 4) ≤	0.5	ms

switching frequency 5) 1,000 hz

connection type cable, 2 m 6)

male connector
(depending on type)

circuit protection a 7), B 8), d 9)

protection class iii

housing material aBs/pc/pom

optics material pmma

enclosure rating ip 67

items supplied mounting bracket Bef-W100-a

ambient operating temperature –25 °c ... +55 °c

ambient storage temperature –40 °c ... +70 °c
1) limit values, reverse-polarity protected, operation in short-circuit protected network: max. 8 a.
2) may not exceed or fall short of Vs tolerances.
3) Without load.
4) signal transit time with resistive load.
5) With light/dark ratio 1:1.
6) do not bend below 0 °c.
7) a = Vs connections reverse-polarity protected.
8) B = output reverse-polarity protected.
9) d = outputs overcurrent and short-circuit protected.
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WT100-2 miniature photoelectric sensors

ordering information
other models g  www.mysick.com/en/WT100-2

sensing range 
max. 1)

light spot size 
(distance)

output type connection connection  
diagram

Model name part no.

0 mm ... 1,200 mm Ø 75 mm 
(1,000 mm)

pnp

cable, 3-wire, 2 m, pVc cd-043 Wt100-2p1439 6052372

connector m8, 3-pin cd-045 Wt100-2p3439 6052373

connector m8, 4-pin cd-067 Wt100-2p4439 6052374

npn

cable, 3-wire, 2 m, pVc cd-043 Wt100-2n1439 6052369

connector m8, 3-pin cd-045 Wt100-2n3439 6052370

connector m8, 4-pin cd-067 Wt100-2n4439 6052371
1)	Object	with	90	%	reflectance	(referred	to	standard	white,	DIN	5033)

dimensional drawing (dimensions in mm (inch))
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1 threaded mounting hole m3
2 center of optical axis, receiver
3 center of optical axis, sender
4 connection
5 led indicator orange: switching output active
6 led indicator green: stability indicator

adjustments

2 1

3

4L D

1 led indicator orange: switching output active
2 led indicator green: power on
3 sensing range adjustment: potentiometer
4 light/ dark rotary switch:l = light switching, d = dark switching
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miniature photoelectric sensors WT100-2

characteristic curves
Wt100-2, energetic
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WT100-2 miniature photoelectric sensors

product description
The	WT100-2	photoelectric	retro-reflec-
tive sensor with background blanking 
features reliable detection while simulta-
neously blanking backgrounds.
the bright, visible light spot, the clearly 
visible status indicator leds and the 
integrated m3 threaded mounting hole 
make commissioning quick and easy.
the photoelectric sensor is suitable for 
executing numerous tasks:

options in terms of switching output 
(pnp or npn) and connectors (male con-
nector, m8, 3-pin; male connector, m8, 
4-pin; cable, 2 m), light/dark switching 
and sensitivity adjustment allow for a 
wide variety of sensor variants.
the extensive range of accessories also 
opens up a diverse spectrum of applica-
tion possibilities.

at a glance
•	 standard miniature housing with inte-

grated m3 threaded mounting holes
•	 Bright emitted light spot and clearly 

visible indicator leds

•	 light/dark switching and sensitivity 
adjustment possible

•	 effective background blanking

Your	benefits
•	 straightforward alignment thanks to 

bright light spot and clearly visible 
indicator leds

•	 compatibility with a number of 
common mounting systems due to 
standard housing with 1-inch hole 
spacing and integrated m3 threaded 
mounting hole

•	 highly reliable and durable de-
spite optical interference and me-
chanical loads

•	 precise detection, irrespective of 
reflective	objects	and	backgrounds

Reliable detection: photoelectRic pRoxim-
ity sensoR with backgRound blanking

additional information

detailed technical data  . . . . . . . . . . . .7

ordering information  . . . . . . . . . . . . . .8
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for more information, just enter the link or scan the Qr code and get direct access to technical 
data, cad design models, operating instructions, software, application examples and much 
more.
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miniature photoelectric sensors WT100-2

detailed technical data

features

sensor principle photoelectric proximity sensor

Detection principle Background blanking

Dimensions (W x h x D) 11 mm x 31 mm x 20 mm

housing design (light emission) rectangular

sensing range max. 1) 4 mm ... 140 mm

sensing range 1) 10 mm ... 100 mm

Type of light Visible red light

light source 2) led

light spot size (distance) Ø 8 mm (90 mm)

Wave length 632 nm

adjustment potentiometer
1)	Object	with	90	%	reflectance	(referred	to	standard	white,	DIN	5033)
2) average service life of 100,000 h at ta = +25 °c.

mechanics/electronics

supply voltage 1) 10 V ... 30 V

ripple 2) ± 10 %

power consumption 3) ≤	30	mA

output type pnp / npn (depending on type)

switching mode light/dark switching

switching mode selector selectable via light/dark rotary switch

signal voltage pnp hiGh/loW uV - 1,8 V / ca. 0 V

signal voltage npn hiGh/loW approx. Vs / < 1.8 V

output current imax. 100 ma

response time 4) ≤	0.5	ms

switching frequency 5) 1,000 hz

connection type cable, 2 m 6)

male connector
(depending on type)

circuit protection a 7), B 8), d 9)

protection class iii

housing material aBs/pc/pom

optics material pmma

enclosure rating ip 67

items supplied mounting bracket Bef-W100-a

ambient operating temperature –25 °c ... +55 °c

ambient storage temperature –40 °c ... +70 °c
1) limit values, reverse-polarity protected, operation in short-circuit protected network: max. 8 a.
2) may not exceed or fall short of Vs tolerances.
3) Without load.
4) signal transit time with resistive load.
5) With light/dark ratio 1:1.
6) do not bend below 0 °c.
7) a = Vs connections reverse-polarity protected.
8) B = output reverse-polarity protected.
9) d = outputs overcurrent and short-circuit protected.
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WT100-2 miniature photoelectric sensors

ordering information
other models g  www.mysick.com/en/WT100-2

sensing range 
max. 1)

light spot size 
(distance)

output type connection connection  
diagram

Model name part no.

4 mm ... 140 mm Ø 8 mm (90 mm)

pnp

cable, 3-wire, 2 m, pVc cd-043 Wt100-2p1419 6052378

connector m8, 3-pin cd-045 Wt100-2p3419 6052379

connector m8, 4-pin cd-067 Wt100-2p4419 6052380

npn

cable, 3-wire, 2 m, pVc cd-043 Wt100-2n1419 6052375

connector m8, 3-pin cd-045 Wt100-2n3419 6052376

connector m8, 4-pin cd-067 Wt100-2n4419 6052377
1)	Object	with	90	%	reflectance	(referred	to	standard	white,	DIN	5033)

dimensional drawing (dimensions in mm (inch))
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1 threaded mounting hole m3
2 center of optical axis, receiver
3 center of optical axis, sender
4 connection
5 led indicator orange: switching output active
6 led indicator green: stability indicator

adjustments

2 1

3

4L D

1 led indicator orange: switching output active
2 led indicator green: power on
3 sensing range adjustment: potentiometer
4 light/ dark rotary switch:l = light switching, d = dark switching
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miniature photoelectric sensors WT100-2

characteristic curves
Wt100-2, BgB
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Wl100-2 miniature photoelectric sensors

product description
The	WL100-2	photoelectric	retro-reflec-
tive sensor features long sensing ranges 
of	over	7	m	on	the	PL80A	reflector.
the bright, visible light spot, the clearly 
visible status indicator leds and the 
integrated m3 threaded mounting hole 
make commissioning quick and easy.
the photoelectric sensor is suitable for 
executing numerous tasks:

options in terms of switching output 
(pnp or npn) and connectors (male con-
nector, m8, 3-pin; male connector, m8, 
4-pin; cable, 2 m), light/dark switching 
and sensitivity adjustment allow for a 
wide variety of sensor variants.
the extensive range of accessories also 
opens up a diverse spectrum of applica-
tion possibilities.

at a glance
•	 standard miniature housing with inte-

grated m3 threaded mounting holes
•	 Bright emitted light spot and clearly 

visible indicator leds

•	 light/dark switching and sensitivity 
adjustment possible

•	 long sensing ranges of up to 7.2 m 
on	PL80A	reflector

Your	benefits
•	 long sensing ranges of up to 7.2 m 

thanks to a high functional reserve
•	 straightforward alignment thanks to 

bright light spot and clearly visible 
indicator leds

•	 compatibility with a number of 
common mounting systems due to 
standard housing with 1-inch hole 
spacing and integrated m3 threaded 
mounting hole

•	 highly reliable and durable de-
spite optical interference and me-
chanical loads

WL100-2 - Miniature photoelectric sensors

Wl100-2

Photoelectric retro-reflective sensor 
with long sensing range
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miniature photoelectric sensors Wl100-2

detailed technical data

features

sensor principle Photoelectric	retro-reflective	sensor

Dimensions (W x h x D) 11 mm x 31 mm x 20 mm

housing design (light emission) rectangular

sensing range max. 1) 0.01 m ... 7.2 m

sensing range 1) 0.01 m ... 5.5 m

Type of light Visible red light

light source 2) led

light spot size (distance) Ø 280 mm (4 m)

Wave length 632 nm

adjustment potentiometer
1) pl80a.
2) average service life of 100,000 h at ta = +25 °c.

mechanics/electronics

supply voltage 1) 10 V ... 30 V

ripple 2) ± 10 %

power consumption 3) ≤	30	mA

output type pnp / npn (depending on type)

switching mode light/dark switching

switching mode selector selectable via light/dark rotary switch

signal voltage pnp hiGh/loW uV - 1,8 V / ca. 0 V

signal voltage npn hiGh/loW approx. Vs / < 1.8 V

output current imax. 100 ma

response time 4) ≤	0.5	ms

switching frequency 5) 1,000 hz

connection type cable, 2 m 6)

male connector
(depending on type)

circuit protection a 7), B 8), d 9)

protection class iii

Polarisation filter l

housing material aBs/pc/pom

optics material pmma

enclosure rating ip 67

items supplied Mounting	bracket	BEF-W100-A,	Reflector	P250

ambient operating temperature –25 °c ... +55 °c

ambient storage temperature –40 °c ... +70 °c
1) limit values, reverse-polarity protected, operation in short-circuit protected network: max. 8 a.
2) may not exceed or fall short of Vs tolerances.
3) Without load.
4) signal transit time with resistive load.
5) With light/dark ratio 1:1.
6) do not bend below 0 °c.
7) a = Vs connections reverse-polarity protected.
8) B = output reverse-polarity protected.
9) d = outputs overcurrent and short-circuit protected.
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Wl100-2 miniature photoelectric sensors

ordering information
other models g  www.mysick.com/en/Wl100-2

sensing range 
max. 1)

light spot size 
(distance)

output type connection connection  
diagram

Model name part no.

0.01 m ... 7.2 m Ø 280 mm (4 m)

pnp

cable, 3-wire, 2 m, pVc cd-043 Wl100-2p1439 6052360

connector m8, 3-pin cd-045 Wl100-2p3439 6052361

connector m8, 4-pin cd-067 Wl100-2p4439 6052362

npn

cable, 3-wire, 2 m, pVc cd-043 Wl100-2n1439 6052357

connector m8, 3-pin cd-045 Wl100-2n3439 6052358

connector m8, 4-pin cd-067 Wl100-2n4439 6052359
1) pl80a.

dimensional drawing (dimensions in mm (inch))
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1 threaded mounting hole m3
2 center of optical axis, receiver
3 center of optical axis, sender
4 connection
5 led indicator orange: switching output active
6 led indicator green: stability indicator

characteristic curves
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3	Reflective	tape	Diamond	Grade	(100	mm	x	100	mm/3.94	inch	x	3.94	inch)
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miniature photoelectric sensors Wl100-2

Bar diagrams
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Wl100-2 miniature photoelectric sensors

product description
The	WL100-2	photoelectric	retro-reflec-
tive sensor for detecting transparent 
objects features reliable switching and 
long sensing ranges for transparent 
materials.
the bright, visible light spot, the clearly 
visible status indicator leds and the 
integrated m3 threaded mounting hole 
make commissioning quick and easy.
the photoelectric sensor is suitable for 

executing numerous tasks:
options in terms of switching output 
(pnp or npn) and connectors (male con-
nector, m8, 3-pin; male connector, m8, 
4-pin; cable, 2 m), light/dark switching 
and sensitivity adjustment allow for a 
wide variety of sensor variants.
 the extensive range of accessories also 
opens up a diverse spectrum of applica-
tion possibilities.

at a glance
•	 standard miniature housing with inte-

grated m3 threaded mounting holes
•	 Bright emitted light spot and clearly 

visible indicator leds

•	 light/dark switching and sensitivity 
adjustment possible

•	 low switching hysteresis for detect-
ing transparent objects with min. 
20% attenuation in the light path

Your	benefits
•	 reliable detection with regard to 

transparent objects with attenuation 
in the light path of min. 20%

•	 straightforward alignment thanks to 
bright light spot and clearly visible 
indicator leds

•	 compatibility with a number of 
common mounting systems due to 
standard housing with 1-inch hole 
spacing and integrated m3 threaded 
mounting hole

•	 highly reliable and durable de-
spite optical interference and me-
chanical loads

Photoelectric retro-reflective sensor 
for detecting transParent objects

additional information

detailed technical data  . . . . . . . . . . 15

ordering information  . . . . . . . . . . . . .16

dimensional drawing  . . . . . . . . . . . . .16

characteristic curves . . . . . . . . . . . . .16

Bar diagrams. . . . . . . . . . . . . . . . . . . .17

light spot diameter  . . . . . . . . . . . . . .17

connection diagram. . . . . . . . . . . . . .17

recommended accessories  . . . . . . 22

 - www.mysick.com/en/Wl100-2
for more information, just enter the link or scan the Qr code and get direct access to technical 
data, cad design models, operating instructions, software, application examples and much 
more.
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miniature photoelectric sensors Wl100-2

detailed technical data

features

sensor principle Photoelectric	retro-reflective	sensor

Dimensions (W x h x D) 11 mm x 31 mm x 20 mm

housing design (light emission) rectangular

sensing range max. 1) 0.01 m ... 3 m

sensing range 1) 0.01 m ... 2.5 m

Type of light Visible red light

light source 2) led

light spot size (distance) Ø 140 mm (2 m)

Wave length 632 nm

adjustment potentiometer

special feature detection of transparent objects

special features clear material detection
1) pl80a.
2) average service life of 100,000 h at ta = +25 °c.

mechanics/electronics

supply voltage 1) 10 V ... 30 V

ripple 2) ± 10 %

power consumption 3) ≤	30	mA

output type pnp / npn (depending on type)

switching mode light/dark switching

switching mode selector selectable via light/dark rotary switch

signal voltage pnp hiGh/loW uV - 1,8 V / ca. 0 V

signal voltage npn hiGh/loW approx. Vs / < 1.8 V

output current imax. 100 ma

response time 4) ≤	0.5	ms

switching frequency 5) 1,000 hz

attenuation along light beam ≥	20	%

connection type cable, 2 m 6)

male connector
(depending on type)

circuit protection a 7), B 8), d 9)

protection class iii

Polarisation filter -

housing material aBs/pc/pom

optics material pmma

enclosure rating ip 67

items supplied Mounting	bracket	BEF-W100-A,	Reflector	P250

ambient operating temperature –25 °c ... +55 °c

ambient storage temperature –40 °c ... +70 °c
1) limit values, reverse-polarity protected, operation in short-circuit protected network: max. 8 a.
2) may not exceed or fall short of Vs tolerances.
3) Without load.
4) signal transit time with resistive load.
5) With light/dark ratio 1:1.
6) do not bend below 0 °c.
7) a = Vs connections reverse-polarity protected.
8) B = output reverse-polarity protected.
9) d = outputs overcurrent and short-circuit protected.
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Wl100-2 miniature photoelectric sensors

ordering information
other models g  www.mysick.com/en/Wl100-2

sensing range 
max. 1)

light spot size 
(distance)

output type connection connection  
diagram

Model name part no.

0.01 m ... 3 m Ø 140 mm (2 m)

pnp

cable, 3-wire, 2 m, pVc cd-043 Wl100-2p1429 6052384

connector m8, 3-pin cd-045 Wl100-2p3429 6052385

connector m8, 4-pin cd-067 Wl100-2p4429 6052386

npn

cable, 3-wire, 2 m, pVc cd-043 Wl100-2n1429 6052381

connector m8, 3-pin cd-045 Wl100-2n3429 6052382

connector m8, 4-pin cd-067 Wl100-2n4429 6052383
1) pl80a.

dimensional drawing (dimensions in mm (inch))
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5 led indicator orange: switching output active
6 led indicator green: stability indicator

characteristic curves

100

10

1

Function reserve

0 1
(3.28)

2
(5.56)

3
(9.84)

4
(13.12)

5
(16.4)

6
(26.25)

Distance in m (feet)

1

2

3

Sensing
range

1 pl80a
2 p250
3	Reflective	tape	Diamond	Grade	(100	mm	x	100	mm/3.94	inch	x	3.94	inch)

A
B
C
D
E
F

H
I
J
K
L
M
N
O
P
Q
R
S
T

https://www.mysick.com/productfinder/en/?6052384
https://www.mysick.com/productfinder/en/?6052384
https://www.mysick.com/productfinder/en/?6052385
https://www.mysick.com/productfinder/en/?6052385
https://www.mysick.com/productfinder/en/?6052386
https://www.mysick.com/productfinder/en/?6052386
https://www.mysick.com/productfinder/en/?6052381
https://www.mysick.com/productfinder/en/?6052381
https://www.mysick.com/productfinder/en/?6052382
https://www.mysick.com/productfinder/en/?6052382
https://www.mysick.com/productfinder/en/?6052383
https://www.mysick.com/productfinder/en/?6052383


 W l 1 0 0 - 2  -  M i n i a T u r e  p h o T o e l e c T r i c  s e n s o r s  |  s i c K8017773/2014-11-18
subject to change without notice

1 7

miniature photoelectric sensors Wl100-2

Bar diagrams
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Ws/We100-2 miniature photoelectric sensors

product description
the Ws/We100-2 through-beam pho-
toelectric sensor features long sensing 
ranges of over 30 m.
the bright, clearly visible light spot, the 
clearly visible status indicator leds and 
the integrated m3 threaded mounting 
hole make commissioning quick and 
easy.
options in terms of switching output 
(pnp or npn) and connectors (male con-

nector, m8, 3-pin; male connector, m8, 
4-pin; cable, 2 m), light/dark switching 
and sensitivity adjustment allow for a 
wide variety of sensor variants.
thanks to the extensive range of ac-
cessories (incl. slotted diaphragms and 
polarization	filter	attachments),	in	addi-
tion to standard applications, position-
ing tasks can be carried out and small 
objects can be detected reliably.

at a glance
•	 standard miniature housing with inte-

grated m3 threaded mounting holes
•	 Bright emitted light spot and clearly 

visible indicator leds

•	 light/dark switching and sensitivity 
adjustment possible

•	 special slotted diaphragms and 
polarization	filters	available

•	 long sensing ranges of up to 33 m

Your	benefits
•	 long sensing ranges and safe usage 

thanks to a high functional reserve
•	 straightforward alignment thanks to 

bright light spot and clearly visible 
indicator leds

•	 compatibility with a number of 
common mounting systems due to 
standard housing with 1-inch hole 
spacing and integrated m3 threaded 
mounting hole

•	 special accessories mean that the 
optical characteristics can be further 
enhanced depending on the applica-
tion

•	 highly reliable and durable de-
spite optical interference and me-
chanical loads

WS/WE100-2 - Miniature photoelectric sensors

Ws/We100-2

Through-beam phoToelecTric sensor wiTh 
long sensing range

additional information

detailed technical data  . . . . . . . . . . 19

ordering information  . . . . . . . . . . . . 20

dimensional drawing  . . . . . . . . . . . . 20

characteristic curves . . . . . . . . . . . . 20

Bar diagrams. . . . . . . . . . . . . . . . . . . 20

light spot diameter  . . . . . . . . . . . . . 20

connection diagram. . . . . . . . . . . . . .21

recommended accessories  . . . . . . 22

 - www.mysick.com/en/Ws_We100-2
for more information, just enter the link or scan the Qr code and get direct access to technical 
data, cad design models, operating instructions, software, application examples and much 
more.
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miniature photoelectric sensors Ws/We100-2

detailed technical data

features

sensor principle through-beam photoelectric sensor

Dimensions (W x h x D) 11 mm x 31 mm x 20 mm

housing design (light emission) rectangular

sensing range max. 0 m ... 33 m

sensing range 0 m ... 20 m

Type of light Visible red light

light source 1) led

light spot size (distance) Ø 1,800 mm (12 m)

Wave length 632 nm

adjustment potentiometer, 270 °
1) average service life of 100,000 h at ta = +25 °c.

mechanics/electronics

supply voltage 1) 10 V ... 30 V

ripple 2) ± 10 %

power consumption, sender 3) ≤	15	mA

power consumption, receiver 3) ≤	20	mA

output type pnp / npn (depending on type)

switching mode light/dark switching

switching mode selector selectable via light/dark rotary switch

signal voltage pnp hiGh/loW uV - 1,8 V / ca. 0 V

signal voltage npn hiGh/loW approx. Vs / < 1.8 V

output current imax. 100 ma

response time 4) ≤	0.5	ms

switching frequency 5) 1,000 hz

connection type cable, 2 m 6)

male connector
(depending on type)

circuit protection a 7), B 8), d 9)

protection class iii

housing material aBs/pc/pom

optics material pmma

enclosure rating ip 67

items supplied mounting bracket Bef-W100-a

ambient operating temperature –25 °c ... +55 °c

ambient storage temperature –40 °c ... +70 °c
1) limit values, reverse-polarity protected, operation in short-circuit protected network: max. 8 a.
2) may not exceed or fall short of Vs tolerances.
3) Without load.
4) signal transit time with resistive load.
5) With light/dark ratio 1:1.
6) do not bend below 0 °c.
7) a = Vs connections reverse-polarity protected.
8) B = output reverse-polarity protected.
9) d = outputs overcurrent and short-circuit protected.
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Ws/We100-2 miniature photoelectric sensors

ordering information
other models g  www.mysick.com/en/Ws_We100-2

sensing range 
max.

light spot size 
(distance)

output type connection connection  
diagram

Model name part no.

0 m ... 33 m Ø 1,800 mm 
(12 m)

pnp

cable, 3-wire, 2 m, pVc cd-049 Ws/We100-2p1439 6052366

connector m8, 3-pin cd-051 Ws/We100-2p3439 6052367

connector m8, 4-pin cd-057 Ws/We100-2p4439 6052368

npn

cable, 3-wire, 2 m, pVc cd-049 Ws/We100-2n1439 6052363

connector m8, 3-pin cd-051 Ws/We100-2n3439 6052364

connector m8, 4-pin cd-057 Ws/We100-2n4439 6052365

dimensional drawing (dimensions in mm (inch))
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1 threaded mounting hole m3
2 center of optical axis, receiver
3 center of optical axis, sender
4 connection
5 led indicator orange: output active
6 led indicator green: stability indicator
7 sensing range adjustment: potentiometer, 270°
8 light/ dark rotary switch:l = light switching, d = dark switching
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miniature photoelectric sensors Ws/We100-2

connection diagram
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accessories miniature photoelectric sensors

2 2

recommended accessories

mounting brackets and mounting plates

mounting brackets

Figure Material Description Model name part no.

stainless steel mounting bracket for wall mounting Bef-W100-a 5311520

steel, zinc coated Mounting	bracket	for	floor	mounting Bef-W100-B 5311521

plug connectors and cables

female connectors (ready to assemble) m8, 3-pin

•	 Enclosure rating: ip 67

Figure connection type head a connection type head B Model name part no.

female connector, m8, 3-pin, straight screw-type terminals dos-0803-g 7902077

female connector, m8, 3-pin, angled pin penetration dos-0803-W 7902078

female connectors (ready to assemble) m8, 4-pin

•	 Enclosure rating: ip 67

Figure connection type head a connection type head B Model name part no.

female connector, m8, 4-pin, straight screw-type terminals dos-0804-g 6009974

female connector, m8, 4-pin, angled pin penetration dos-0804-W 6009975

connecting cables with female connector m8, 3-pin, pVc

•	 Cable material: pVc

Figure connection type head a connection type head B connecting cable Model name part no.

female connector, m8, 
3-pin, straight

cable,  
open conductor heads

2 m, 3-wire dol-0803-g02m 6010785

5 m, 3-wire dol-0803-g05m 6022009

10 m, 3-wire dol-0803-g10m 6022011

female connector, m8, 
3-pin, angled

cable,  
open conductor heads

2 m, 3-wire dol-0803-W02m 6008489

5 m, 3-wire dol-0803-W05m 6022010

10 m, 3-wire dol-0803-W10m 6022012

Accessories - Miniature photoelectric sensors
miniature photoelectric sensors
Subject to change without notice
I accessories
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miniature photoelectric sensors accessories

2 3

connecting cables with female connector m8, 3-pin, pur, halogen-free, oil / grease resistant

•	 Cable material: pur, halogen-free

Figure connection type head a connection type head B connecting cable Model name part no.

female connector, m8, 
3-pin, straight

cable, open conductor 
heads

2 m, 3-wire dol-0803-g02mc 6025888

5 m, 3-wire dol-0803-g05mc 6025889

10 m, 3-wire dol-0803-g10mc 6025890

female connector, m8, 
3-pin, angled

cable, open conductor 
heads

2 m, 3-wire dol-0803-W02mc 6025891

5 m, 3-wire dol-0803-W05mc 6025892

10 m, 3-wire dol-0803-W10mc 6025893

connecting cables with female connector m8, 4-pin, pVc

•	 Cable material: pVc

Figure connection type head a connection type head B connecting cable Model name part no.

female connector, m8, 
4-pin, straight

cable,  
open conductor heads

2 m, 4-wire dol-0804-g02m 6009870

5 m, 4-wire dol-0804-g05m 6009872

10 m, 4-wire dol-0804-g10m 6010754

female connector, m8, 
4-pin, angled

cable,  
open conductor heads

2 m, 4-wire dol-0804-W02m 6009871

5 m, 4-wire dol-0804-W05m 6009873

10 m, 4-wire dol-0804-W10m 6010755

connecting cables with female connector m8, 4-pin, pur, halogen-free, oil / grease resistant

•	 Cable material: pur, halogen-free

Figure connection type head a connection type head B connecting cable Model name part no.

female connector, m8, 
4-pin, straight

cable, open conductor 
heads

2 m, 4-wire dol-0804-g02mc 6025894

5 m, 4-wire dol-0804-g05mc 6025895

10 m, 4-wire dol-0804-g10mc 6025896

female connector, m8, 
4-pin, angled

cable, open conductor 
heads

2 m, 4-wire dol-0804-W02mc 6025897

5 m, 4-wire dol-0804-W05mc 6025898

10 m, 4-wire dol-0804-W10mc 6025899

male connectors (ready to assemble) m8, 3-pin

Figure connection type head a connection type head B Model name part no.

male connector, m8, 3-pin, straight screw-type terminals ste-0803-g 6037322

masks

Figure Description Model name part no.

slotted mask, transmitter and receiver each have 2 self-adhesive masks Bl-100-10 5314182

Optical	filters

Figure Description Model name part no.

Snap-on	front	lenses,	2	x	X-	and	2	x	Y-polarisation	filters Bl-100-polf 5314702
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universal bar clamp systems

Figure Material Description Model name part no.

steel, zinc coated plate l for universal clamp bracket Bef-Khs-l01 2023057

steel, zinc coated plate n08 for universal clamp bracket Bef-Khs-n08 2051607

stainless steel plate n08n for universal clamp bracket Bef-Khs-n08n 2051616

steel, zinc coated

mounting bar, straight, 200 mm, steel Bef-ms12g-a 4056054

mounting bar, straight, 300 mm, steel Bef-ms12g-B 4056055

mounting bar, l-shaped, 150 mm x 150 mm, steel Bef-ms12l-a 4056052

mounting bar, l-shaped, 250 x 250 mm, steel Bef-ms12l-B 4056053

mounting bar, Z-shaped, 150 mm x 70 mm x 150 mm, steel Bef-ms12Z-a 4056056

mounting bar, Z-shaped, 150 mm x 70 mm x 250 mm, steel Bef-ms12Z-B 4056057

aluminum Bar clamp for bar diameter of 12 mm  
(fixing	the	mounting	rod) Bef-rmc-d12 5321878

device protection (mechanical)

protective housings and protective pipes

Figure Material Description Model name part no.

stainless steel 1.4571 Safety	bracket	for	floor	mounting Bef-sW-W4s 2051497

Reflectors	(only	WL100-2)

angular

Figure Material Description Model name part no.

pmma/aBs

rectangular, screw connection, 47 mm x 47 mm p250 5304812

rectangular, screw connection, 38 mm x 15 mm pl20a 1012719

rectangular, screw connection, 56 mm x 28 mm pl30a 1002314

rectangular, self-adhesive, 56 mm x 28 mm pl31a 1002315

rectangular, screw connection, 37 mm x 56 mm pl40a 1012720

rectangular, screw connection, wrench size 48 mm pl50a 1000132

rectangular, screw connection, 80 mm x 80 mm pl80a 1003865
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Fine	triple	reflectors

Figure Material Description Model name part no.

pmma/aBs

fine triple, screw connection, suitable for laser sensors, 
47 mm x 47 mm p250f 5308843

fine triple, screw connection, suitable for laser sensors, 
18 mm x 18 mm pl10f 5311210

fine triple, screw connection, suitable for laser sensors, 
38 mm x 16 mm pl20f 5308844

Reflective	tape

Figure Description Model name part no.

Reflective	tape	“Diamond	Grade”,	self-adhesive,	sheet,	749	mm	x	914	mm ref-dg 5320565

Reflective	tape	“Diamond	Grade”,	self-adhesive,	customizable	size	by	sheet,	 
74.9 cm x 91.4 cm ) ref-dg-K 4019634

self-adhesive, 50 mm x 60 mm ref-irf-56 5314244

self-adhesive, customizable length by roll, 2.5 cm x 22.8 m ) ref-plus-25-K 4051184

self-adhesive, customizable length by roll, 5 cm x 22.8 m ) ref-plus-50-K 4051185

self-adhesive, customizable length by roll, 10 cm x 22.8 m ) ref-plus-r100-K 4071461

self-adhesive, roll, 25 mm x 22.8 m ref-plus-r25 5319929

self-adhesive, roll, 50 mm x 22.8 m ref-plus-r50 5319981

self-adhesive, customizable length by roll, 7.6 cm x 22.8 m ) ref-plus-r76 4071462

round

Figure Material Description Model name part no.

pmma/aBs round, plugable for metal plates pl22-3 1004488
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dimensional drawings accessories

device protection (mechanical)
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mounting brackets and mounting plates
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ref-dg-K

x

y
1 X = 74.9 cm
2 Y = 91.4 cm

ref-irf-56

x

y

1 X = 50 mm
2 Y = 60 mm

ref-plus-25-K / ref-plus-r25
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1 X = 2.5 cm
2 Y = 22.8 m
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dimensional drawings universal bar clamp systems
Bef-Khs-l01

63.5 (2.50)

45
 (1

.7
7)

Bef-Khs-n08 / Bef-Khs-n08n

42
 (1

.6
5)

54 (2.13)

33 (1.30)
2.5 (0.10)

Bef-ms12g-a / Bef-ms12g-B

A

1.5 (0.06) x 45° 1.5 (0.06) x 45°

Ø 
12

 (Ø
 0

.4
7)

1 Bef-ms12g-(n)a: a = 200 mm
2 Bef-ms12g-(n)B: a = 300 mm

Bef-ms12l-a / Bef-ms12l-B

A

B

R12 (0.47)

1.5 (0.06) x 45°

1.
5 

(0
.0

6)
 x

 4
5°

90°
Ø 

12
 (0

.4
7)

1 Bef-ms12l-(n)a: a = 200 mm, B = 150 mm
2 Bef-ms12l-(n)B: a = 250 mm, B = 250 mm

Bef-ms12Z-a / Bef-ms12Z-B

A

B

C

R12 (0.47)

R12 (0.47)

1.5 (0.06) x 45°

90° 90°

Ø 
12

 (Ø
 0

.4
7)

1.5 (0.06) x 45°

1 Bef-ms12Z-(n)a: a = 150 mm, B = 70 mm, c = 150 mm
2 Bef-ms12Z-(n)B: a = 150 mm, B = 70 mm, c = 250 mm

Bef-rmc-d12
26

.4
 (1

.0
4)

37
(1.46)

30
 (1

.1
8)

20
(0.79)

Ø 12 (0.47)

12.2
(0.48)

7(0.28)
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Product

Applications

Literature

Service

Accessories

Software

search online quickly and safely – with the sicK “Finders” Efficiency – with the e-commerce tools from SICK

product Finder: We can help you to quickly target the product 
that best matches your application.

applications Finder: select the application description on 
the basis of the challenge posed, industrial sector, or product 
group.

literature Finder: go directly to the operating instructions, 
technical information, and other literature on all aspects of 
products from sicK.

These and other “Finders” at - www.mysick.com

Find out prices and availability: determine the price and 
possible delivery date of your desired product simply and 
quickly at any time.

request or view a quote: You can have a quote generated 
online	here.	Every	quote	is	confirmed	to	you	via	e-mail.

order online: You can go through the ordering process in just 
a few steps.

WWW.mYsicK.com – search online and order

serVices for machines and sYstems: sicK lifetime services
our comprehensive and versatile lifetime services are the perfect addition to the comprehensive range of products from 
sicK. the services range from product-independent consulting to traditional product services. 

training & education
practical, focused and professional

Upgrade	&	Retrofits
easy, safe, economical

consulting & design
safe and professional

Verification	&	Optimization
safe and regularly inspected

product & system support
reliable, fast and on-site

serVices
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sicK ag | Waldkirch | germany | www.sick.com

sicK at a glance
sicK is a leading manufacturer of intelligent sensors and sensor solutions for industrial applications. With 
more than 6,500 employees and over 50 subsidiaries and equity investments as well as numerous repre-
sentative	offices	worldwide,	we	are	always	close	to	our	customers.	A	unique	range	of	products	and	services	
creates	the	perfect	basis	for	controlling	processes	securely	and	efficiently,	protecting	individuals	from	
accidents and preventing damage to the environment.

We have extensive experience in various industries and understand their processes and requirements. 
With intelligent sensors, we can deliver exactly what our customers need. in application centers in europe, 
Asia	and	North	America,	system	solutions	are	tested	and	optimized	in	accordance	with	customer	specifica-
tions. all this makes us a reliable supplier and development partner. 

comprehensive services round out our offering: sicK lifetime services provide support throughout the 
machine life cycle and ensure safety and productivity.

For us, that is “sensor intelligence.”

Worldwide presence:
australia, austria, Belgium/luxembourg, Brazil, czech republic, canada, china, denmark, finland, france, 
germany, great Britain, hungary, india, israel, italy, Japan, mexico, netherlands, norway, poland, romania, 
russia, singapore, slovenia, south africa, south Korea, spain, sweden, switzerland, taiwan, turkey, united 
arab emirates, usa

detailed addresses and additional representatives  - www.sick.com


