
 
FIXED MOUNT ANTENNA 
-------------------------------------------------------------------------------------------------------

for 860-960MHz, 1770-1990MHz 
 
Model No.: FG-TC-215FAK-3M 
 

 

Electrical & Mechanical Specification 

Frequency Range             860-960MHz, 1770-19990MHz 

Gain (dBi)                        3.0 dBi 

VSWR                          <1.9:1 

Impedance                       50 Ohms 

Connector                     FAKRA[GSM network] 

Power                           20 watts 

Polarization                       Omni 

Length (dim.)                    73x26 mm. 

Weight                            90 g. 
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