Data sheet
testo 760-1/ -2/ -3 Be sure.

Digital multimeter

testo 760-1
testo 760-2
testo 760-3

Easy, modern operation with function keys instead of a dial

Measurement parameter detection and selection via the
socket assignment

Prevents incorrect settings

mA COM
True root mean square measurement - TRMS

Large, backlit display

HOOOOO®

The testo 760-1 model is the standard version for virtually
: all daily measuring tasks. The testo 760-2 is differentiated
ge, the true root mean

ow-pass filter. The
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Technical data/accessories

testo 760-1 / testo 760-2 / testo 760-3

testo 760-1

testo 760-1, multimeter, including
batteries and 1 set of measuring cables

Technical testo testo testo
data 760-1 760-2 760-3
True RMS - v

Basic accuracy 0.8 % 0.1 %

Voltage 0.1 mV to 600 V AC/DC 0.1 mV to
measuring range 1,000 V AC/DC

Order no. 0590 7601 Current 1 mA to 0.1 pAto 10 A AC/DC
measuring range 10 A AC/DC
Resistance 0.1 to 40 MQ 0.1 to 60 MQ
measuring range
Frequency 0.001 Hz to 0.001 Hz to 0.001 Hz to
measuring range 512 kHz 30 MHz 60 MHz
teSto 760-2 Capacitance 0.001 nF to 0.001 nF to 0.001 nF to
measuring range 100 pF 30,000 pF 60,000 pF
testo 760-2, TRMS multimeter, including 9 9 " " "
batteries, 1 set of measuring cables and Temperature - -20 to +500°C
1 x adapter for type K thermocouples measuring range
Continuity testing v
Order no. 0590 7602
Diode test v
Display (counts) 4,000 6,000
Measurement CAT IV 300 V CAT IV 600 V
category CAT Ill 600 V CAT Ill 1,000 V
Protection class IP 64
teStO 760-3 Operating -10 to +50 °C
testo 760-3, TRMS multimeter, including temperature
batteries and 1 set of measuring cables Storage temperature -15to +60 °C

Dimensions 167 x 84 x 45 mm (L x W x H)
Order no. 0590 7603 Weight 340¢g
Authorizations CSA, CE
Standards EN 61326-1
testo 760-1/-2/-3 accessories Order no. testo 760-1/-2 accessories Order no.
Magnetic hook 0590 0001 Set of 5 x 10 A/600 V spare fuses 0590 0005
Set of safety crocodile clips, 0590 0008 Set of 5 x 630 mA/600 V spare fuses 0590 0007
suitable for 0590 0011 and 0590 0012
Set of crocodile clips, 0590 0009 testo 760-2/-3 accessories
suitable for 0590 0010
Set of 2 mm measuring cables 0590 0010 Type K thermocouple adapter 0590 0002
(angled plug), suitable for 0590 0009 Current probe adapter 0590 0003
Set of 4 mm standard measuring cables 0590 0011
(angled plug), suitable for 0590 0008 testo 760-3 accessories
Set gf 4 mm stan(.jard measuring cables 0590 0012 Set of 5 x 10 A/1,000 V spare fuses 0590 0004
(straight plug), suitable for 0590 0008
Set of measuring cable extensions 0590 0013 Set of 5 x 630 mA/1,000 V spare fuses 0590 0006
(straight plug)
Set of measuring cable extensions 0590 0014
(angled plug)
testo 760 transport bag 0590 0016
ISO calibration certificate multimeter 0520 0760
DAKKS calibration certificate multimeter 0520 0761
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