Sﬂ BIX® D 305 FR N C Flexible data cable with improved fire performance

Aufdruck-Beispiel fir SABIX D 305 FRNC 63053250:
SAB BROCKSKES - D-VIERSEN - SABIX D 305 FRNC 32 x 0,5 mm? C€

Construction: __

Conductor: bare copper strands acc. to DIN VDE 0812
Insulation: SABIX® 336

Colour code: with reference to DIN 47100

Stranding: in layers

Sheath material: SABIX® 230

Sheath colour:

grey (RAL 7032)

—Qutstanding features:

nnlly

%

Peak operating voltage:

< 0.25 mm? = max. 350 V
> 0.25 mm? = max. 500 V

Testing voltage:

<0.25mm?= 800V
> 0.25 mm? = 1200 V

Min. bending radius

fixed laying: 5xd
flexible application: 10xd
Temperature range

fixed laying: -40/+85 °C
flexible application: -30/+85 °C

Halogen-free:

acc. to DIN VDE 0472 part 815 and IEC 60754-1

Fire performance:

no flame propagation acc. to IEC 60332

+ EN 50266 cat. C resp. D (see page N/19)
flame retardant and self-extinguishing

acc. to IEC 60332-1-2 + EN 60332-1-2

Corrosiveness of
conflagration gases:

in compliance with IEC 60754-2

and EN 50267-2-2 + VDE 0482 part 267-2-2 -

» halogen-free ; ‘
flame oropagation no development of corrosive conflagration gases
j e flame propag o Smoke density: aco. to IEC 61034 + EN 61034
» flame re.tarf!ant and self-extinguishing Flexibility: good
> easystripping Absence of ace. to RoHS-guideline 2002/95/EG as well as
> anticapacitance harmful substances: GefStoffV appendix IV-no. 24, see page N/14
» flexible
item no. no. of cores outer-g copper cable item no. no. of cores outer-g copper cable
X cross section + 5% figure weight X cross section + 5% figure weight
nx mm? mm kg/km = kg/km n x mm? mm kg/km = kg/km
63050214 2x0,14 3,1 2,7 13 63051825 18 x 0,25 71 43,2 80
63050314 3x0,14 3,3 4,0 15 63052125 21x0,25 79 50,4 96
63050414 4x0,14 3,5 54 18 63052425 24 x 0,25 8,4 57,6 104
63050514 5x0,14 3,8 67 21 63052725 27 x 0,25 8,6 64,8 114
63050714 7x0,14 4,1 9,4 25 63053025 30x0,25 8,9 72,0 125
63050814 8x0,14 5,0 10,8 32 63053225 32x0,25 9,2 76,8 132
63051214 12x0,14 53 16,1 38 63053625 36x0,25 10,0 86,4 156
63051414 14x0,14 55 18,8 42 63054025 40x 0,25 10,6 96,0 173
63051614 16x0,14 6,0 21,5 51 63054425 44 x 0,25 11,1 105,6 184
63051814 18x0,14 6,3 24,2 56 63055025 50x 0,25 11,6 120,0 204
63052114 21x0,14 6,9 28,2 65 63056125 61x0,25 12,3 146,4 241
63052414 24x0,14 73 32,3 70 63050234 2x0,34 4,0 6,5 24
63052714 27x0,14 77 36,3 80 63050334 3x0,34 4,2 9,8 27
63053014 30x0,14 79 40,3 86 63050434 4x0,34 4,6 13,1 33
63053214 32x0,14 8,2 43,0 92 63050534 5x0,34 5,0 16,3 40
63053614 36x0,14 85 48,4 101 63050734 7x0,34 55 22,8 49
63054014 40x0,14 9,1 53,8 112 63050834 8x0,34 6,5 26,1 63
63054414 44x0,14 9,5 59,1 119 63051234 12x0,34 73 39,2 80
63055014 50x0,14 10,3 672 142 63051434 14x0,34 79 457 94
63056114 61x0,14 10,9 82,0 165 63051634 16 x 0,34 8,3 52,2 106
63050225 2x0,25 3,4 4,8 17 63051834 18x 0,34 8,8 58,8 117
63050325 3x0,25 3,6 72 20 63052134 21x0,34 10,0 68,5 146
63050425 4x0,25 3,9 9,6 24 63052434 24x0,34 10,6 78,3 157
63050525 5x0,25 4,2 12,0 29 63052734 27 x0,34 10,8 88,1 172
63050725 7 x0,25 4,6 16,8 35 63053034 30x0,34 11,2 97,9 187
63050825 8x0,25 52 19,2 43 63053234 32x0,34 11,6 104,4 199
63051225 12x0,25 6,1 28,8 57 63053634 36 x0,34 12,1 1175 220
63051425 14 x 0,25 6,4 33,6 64 63054034 40x0,34 12,9 130,6 244
63051625 16 x 0,25 6,7 38,4 72 63054434 44x0,34 13,5 143,6 261
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Sﬂ BIX® D 305 FR N C Flexible data cable with improved fire performance
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Marking for SABIX D 305 FRNC 63053250:
SAB BROCKSKES - D-VIERSEN - SABIX D 305 FRNC 32 x 0,5 mm? C€

item no. no. of cores outer-o copper cable item no. no. of cores outer-o copper cable
X cross section + 5% figure weight X cross section + 5% figure weight
nx mm? mm kg/km = kg/km nx mm? mm kg/km = kg/km

63055034 50x 0,34 14,5 163,2 304 63051275 12x0,75 9,4 86,4 142
63056134 61x0,34 15,4 199,1 358 63051475 14 x0,75 10,3 100,8 170
63050250 2x0,50 4,3 9,6 28 63051675 16 x 0,75 10,8 115,2 192
63050350 3x0,50 4,5 14,4 33 63051875 18x 0,75 11,4 129,6 213
63050450 4x0,50 4,9 19,2 40 63052175 21x0,75 12,5 151,2 248
63050550 5x0,50 54 24,0 49 63052475 24x0,75 13,3 172,8 270
63050750 7 x0,50 6,1 33,6 63 63052775 27 x0,75 13,6 194,4 297
63050850 8x0,50 71 38,4 79 63053075 30x0,75 14,5 216,0 339
63051250 12x 0,50 8,1 57,6 102 63053275 32x0,75 15,0 230,4 360
63051450 14 x 0,50 8,5 67,2 115 63053675 36 x 0,75 15,6 259,2 399
63051650 16 x 0,50 9,0 76,8 131 63054075 40x 0,75 16,7 288,0 443
63051850 18x 0,50 9,5 86,4 145 63054475 44 x 0,75 175 316,8 475
63052150 21x0,50 10,9 100,8 180 63055075 50x0,75 18,3 360,0 530
63052450 24 x 0,50 11,5 1152 195 63056175 61x0,75 19,8 439,2 648
63052750 27 x 0,50 11,7 129,6 213 63050280 2x1,00 5,1 19,2 43
63053050 30x0,50 12,1 144,0 232 63050380 3x1,00 54 28,8 53
63053250 32x0,50 12,6 153,6 248 63050480 4x1,00 6,1 38,4 68
63053650 36 x0,50 13,1 172,8 274 63050580 5x1,00 6,7 48,0 82
63054450 44 x0,50 15,1 211,2 341 63050680 6x 1,00 73 57,6 97
63055050 50x 0,50 15,7 240,0 411 63050780 7 x1,00 73 67,2 104
63056150 61x0,50 16,7 2928 448 63050285 2x1,50 5,6 28,8 55
63050275 2x0,75 4,9 14,4 38 63050385 3x1,50 6,1 43,2 71
63050375 3x0,75 52 21,6 45 63050485 4x1,50 6,7 57,6 87
63050475 4x0,75 59 28,8 58 63050585 5x1,50 77 72,0 113
63050575 5x0,75 6,4 36,0 70 63050685 6x1,50 8,4 86,4 134
63050775 7x0,75 70 50,4 87 63050785 7x1,50 8,4 100,8 144
63050875 8x0,75 8,3 57,6 111

Other dimensions and colours are possible on request.
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