
Elektriska mätinstrument
Electrical measuring instruments
Einbau-Meßgeräte
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Tekniska uppgifter

Skyddsklass
För instrument i normalutförande gäller skyddsklass IP54. Vid montage av instrument i miljöer med stor partikeltäthet och fukt
bör instrument med “tätat utförande” användas. Det innebär att instrumentfronten tätas mot kåpan. Vid montage i panel med den
tätningspackning som  medföljer instrumentet erhålles skyddsform IP 65.
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Beskrivning av instrumenttyper
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GB Technical information



9

Technical information

Protection degree
Standard instruments are made according to IP 54. Instruments mounted in enviromental with high density of dust etc.
should be made in a sealed version. This seald version includes the rubber packing and conform to IP 65.
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GB Description of instrument movements
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Description of instrument movements
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Vridjärnsinstrument/Moving iron instruments/Dreheisen Meßinstrumente
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Vridjärnsinstrument/Moving iron instruments/Dreheisen Meßinstrumente
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Vridspoleinstrument/Moving coil instruments/Drehspul-Instrumente
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Vridspoleinstrument/Moving coil instruments/Drehspul-Instrumente
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Vridspoleinstrument/Moving coil instruments/Drehspul-Instrumente
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Måttritningar/Dimension drawings/Maßbilder
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Typ/Type A B C D
mm

IQ48, CQ48, CQR48 48x48 62.5 66.5 45x45 +0.6

QB48 48x48 57.0 66.5 45x45 +0.6

CL48, CLR48 48x48 63.5 66.5 45x45 +0.6

CL72, CLR72, CQ72, CQR72,
IQ72, IQB72, QB72, FQ72 72x72 63.5 67.5 68x68 +0.7

CL96, CLR96, CQ96, CQR96,
IQ96, IQB96, QB96, PFL96,
PFQ-12, -13, FQ96 96x96 59.5 63.0 92x92 +0.8

FL96, PQ12-34, QQ13-33 96x96 97.0 100,5 92x92 +0.8
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