KSSG3108

Rated Input (W) 01

Maximum Input (W) 0.2

Impedance () 8+20%@1KHz1.0V

Rated Frequency (Hz) 1250+20%@1.0V

Sound Pressure Level (dB) 92+3dB(0.1W/10cm),8513dB(1W/1m)@1 .5I'l{.2.lfll'fi;2.!'JI'(,I!.Ellﬁ‘IHzg
Frequency Range (Hz) Fo—4K

Magnet (mm) @16.0 x 7 x 2.5 Femite

Operating Temperature (°C) -20 ~ +55

Weight (Gram) 10.0

Material ABS UL-94 1/16" HB
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Characteristic

100 A Frequency Response, Magn dB re 20.00uPA AT 0.1W/10cm
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