Alle Rechte vorbehalten/ Al righls reserved

| 2 | 3 L 5
Data Transmission Grade
| TEM UNIT
CORE MATERIAL PMMA
CLAD MATERIAL Fluoro Polymer
JACKETING PE (black]
NA 0,485
FIBER DIA. om 1,0¢0,06
CABLE DIA, mm 2,2¢0,07
ATTENUATION 1 dB/m 0,15
TENSTLE STRESS N 90
(ASTM-D 638)
TEMPERATURE °C -L0/+85
RANGE
MIN. BENDING RADIUS 2! hm 30

Cut back 52 - 2m, ot 650nm, Incidental Angle=0,15rad

1)
2] L=1m, Transmission Ralte >95%

- ALl Dimensions in mm
Original Size DIN A &

Techn. Character.

Nichl tolerierte Masse/ Free size tolerances

LWL-Kabel//ibre oplic cable

1/ 2,2mm POF

Dat. Name Massstab/ Seale
betail. |07,10,05[ Ho
Insp. SDT 5 ; ]
Sland.
L1184 117.10.05| Ho HARTING Electric GbH & Co. KO g
411833 HARTING

Mod. Dat. Name

0-32339 Espelkamp (S

1B 20 20 001

1011

Sub.

Blatt/ page
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